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DRAWING TERMINAL
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TYPICAL APPLICATIONS Coffee machines, refrigerators, ironing steam 

generators, medical appliances, vacuum 

cleaners, power inlet

FUNCTIONS SPST, illuminated or not

DPST, momentary or not

DPST, illuminated or not

 DPCO

 DPDT

CYCLE No. 50.000

CUT OUT 30x22 mm

AMBIENT TEMPERATURE 125 ºC

GWT 850 °C

GWT NO FLAME (<2sec) 750 °C on demand
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C Waterproof cap mounted
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N. 4 screw terminals
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N. 2 screw terminals

N. 2 6.3x0.8 terminals
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Z Y X

STANDARD PLASTIC 0,7 ... 3,5 22 ±0,1 30
+0,2

0

WATERPROOF CAP VERSION METAL 0,7 ... 2,5 22 ±0,1 30,2
+0,2

0

0 0 0
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LENS COLOUR

1 Terminal 1 - 2

2

7 Terminal 1

8

9 Terminal 1

L Terminal 1

W Terminal 1

8
Function 1 - 2 

20 (2) A / 250 VAC *

16 (8) A / 250 VAC

10 (6) A / 250 VAC - 5E4

T125/55 °C

EN 61058

20 A / 125 VAC

16 A / 250 VAC

3/4 HP - 125 / 250 VAC

T105 °C

UL 1054

Function 7 - L

16 (6) A / 250 VAC

10 (4) A / 400 VAC

10 (4) A / 250 VAC - 5E4

T125/55 °C

EN 61058

20 A / 125 VAC

16 A / 250 VAC

3/4 HP - 125 / 250 VAC

T105 °C

UL 1054

Function 8 - W

20 (2) A / 250 VAC *

16 (8) A / 250 VAC

10 (6) A / 250 VAC - 5E4

T125/55 °C

EN 61058

20 A / 125 VAC

16 A / 250 VAC

3/4 HP - 125 / 250 VAC

T105 °C

UL 1054

Function 9

16 (6) A / 250 VAC

10 (4) A / 250 VAC - 5E4

T125/55 °C

EN 61058

16 A / 125 VAC

16 A / 250 VAC

3/4 HP - 125 / 250 VAC

T105 °C

UL 1054

B
Function 8 - W 

20 (2) A / 250 VAC *

16 (8) A / 250 VAC

10 (6) A / 250 VAC - 5E4

T125/55 °C

EN 61058

16 A / 250 VAC

3/4 HP - 250 VAC

T105 °C

UL 1054

* Not available for terminal 2
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Molveno Oem Service Srl
Web: www.molvenoservice.it - Email: molveno@molvenoservice.it
Via Cicogna, 36- Z.I. La Cicogna - 40068 San Lazzaro di Savena (BO) - Italy
Tel. + 39.051.62.59.110 - 051.62.88.592 - Fax. +39.051.62.58.438


