
Datasheet 

RS Pro Top Plate Swivel Castor, 63mm Dia., 100kg

Stock No: 1830092

ENGLISH 

Product Details

Swivel castor, housing made of pressed steel, 
bright zinc plated, blue passivated, double ball 
bearing swivel head, wheel axle with nut, 
plate fitting. Wheel centre made of 
Polypropylene, plain bearing.

Technical Data

 Wheel diameter  63 mm 

 Width of Tread  30 mm 

 Size of Plate  97 x 70 mm 

 Plate hole centres  76 x 45 mm 

 Plate hole  8 mm 

 Overall height  78 mm 

 Temperature - 20 / + 60 °C

 Swivel Radius  54 mm 

 Hardness of tread  Shore D 65 

Advantages at a glance

Roll performance

Movement noise
● ● ● ○ ○
● ● ● ○ ○

Attrition

Corrosion resistance
● ● ● ● ●
● ● ● ○ ○

 Load capacity  100 kg 

 Load capacity (static)  200 kg 




