
NKL PLT TUB RNG TRM 2/2AN 1/4IN BLT
G971NP

Extended Product Type G971NP

Product ID 7TAI029980R0180

EAN 5415022255232

Catalog Description NKL PLT TUB RNG TRM 2/2AN 1/4IN BLT

Long Description
Non-Insulated Tubular Ring Terminal, Length 1.59 Inches, Width .69 Inches, Bolt Hole

1/4 Inch, Wire Range 2/2AN, Copper, Nickel Plated, 100 Pack

General Information

PRODUCT-DETAILS

Ordering
5415022255232EAN

786210196190UPC

Dimensions
0, mmProduct Net Length

Container Information
100 piecePackage Level 1 Units

4.7 in 
119 mm

Package Level 1 Width

3.2 in 
81 mm

Package Level 1 Height



5.2 in 
132 mm

Package Level 1 Depth /
Length

1000 piecePackage Level 2 Units

10.7 in 
272 mm

Package Level 2 Width

3.5 in 
89 mm

Package Level 2 Height

23.9 in 
607 mm

Package Level 2 Depth /
Length

Additional Information
Sta-KonBrand / Label

19941028Effective Date

CopperMaterial

0Number of Batteries

ELECTRICAL TERMINALProduct Name

Non-Insulated Ring TerminalProduct Type

2/2ANWire Size

Certificates and Declarations (Document Number)
G971NPData Sheet, Technical

Information

G971NPInstructions and
Manuals

Classifications
EC001051 - Tube cable lug for copper conductorsETIM 6

EC001051 - Tube cable lug for copper conductorsETIM 7

39121432UNSPSC

Product Not in WEEE ScopeWEEE Category

4603 >> Electrical terminalsIDEA Granular Category
Code (IGCC)

Low Voltage Products and Systems  → Installation Products  → Wire Management and Connectivity  → Compression & Mechanical
Connectors

Categories

2G971NP


