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Output signals Type code Electrical Pin assignment
connection
2 x digital PAC50-xxA M12x1, 4 pins L+=1,M=3,Q1=4,02=2
1 x digital + analog PAC50-xxB M12x 1, 4 pins L+=1,M=3,Q1=4,QA=2
1x10-Link/digital PAC50-xxD M12x 1, 4 pins L+=1,M=3,C/Q1=4,Q2=2
+ digital
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