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AMPMODU
Locking Clip, Mod. IV and Short Point Products

Line art represents typical product only.
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Searchable Features:
# of Positions 12

# of Rows Dual

Centerline Spacing .100 x .100 [2.54 x 2.54] in. [mm]

Housing Configuration Both Ends Closed

Contact Type Mod IV, Mod V

Mating Polarization No

Mating Connector Lock Without

Strain Relief Without

Keyed No

Other Properties:
Housing Material Nylon

Housing Flammability Rating UL 94-HB

Housing Color Green
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