
Datasheet

RS Pro Tool Cabinet & Tool Module Kit

ENGLISH

RS Stock No: 915-5985

Recessed work-top

Side holder for spray cans etc.

Heavy-duty oil proof 

rubber wheels

Smart-lock system on 

every drawer, preventing 

accidental opening on 

the move

Low friction telescopic ball 

bearing slides, fully 

accessible drawers

Central locking system

Dimensions:



ENGLISH

Specification:

• Premium quality steel

• Scratch proof electrostatic powder coated finish

• Heavy-duty wheels – two fixed & two Swivel

• Smart-Lock system

• Emergency brake

Features:

• Fully extendable draws for greater access

• Recessed worktop with high-quality mat

• Low friction telescopic ball bearing slides

• Holder compartments

7 Drawer Tool Cabinet



6 Piece Measuring & 

Cutting Tool Set

• 145 mm electricians shears

• 250 mm straight snip

• 18 mm snap off utility knife

• 5 m tape measure

• 300 mm stainless steel rule

• 20 leaf metric feeler gauge

• 200 mm bastard cut, hand, half round, 

round, square, three square file

• 160 mm needle flat, hand, half round, 

round, square, three square file

11 Piece Standard & 

Needle File Set

39 Piece Slotted/PZ Screwdriver 

& Bit Set

2 Piece Crimper & Stripper Set

• 3 x 75 mm slotted screwdriver

• 4 x 100 mm slotted screwdriver

• 5.5 x 125 mm slotted screwdriver

• 6.5 x 150 mm slotted screwdriver

• pz1 x 80 mm pozidrive screwdriver

• pz2 x 100 mm pozidrive screwdriver

• vde insulated voltage tester

• 4, 5.5, 6.5 mm slotted bits

• ph1 (x2), ph2 (x3), ph3 phillips bits 

• pz1 (x2), pz2 (x3), pz3 pozidrive bits 

• t10, t15, t20 (x2), t25, t27, t30 (x2), t40 

torx bits

• 2, 2.5, 3, 4, 5, 6 mm hexagon bits

• 1/4 in x 60 mm power tool bit holder

• 205 mm automatic cable strippers

• 220 mm automatic crimping pliers



29 Piece ½” Torx/Hex/XZN 

Socket Bits Set

5 Piece Hand Riveter Set

23 Piece ½” Drive Socket 

Set with Ratchet

• 8 x short torx socket bits (T20 to T60)

• 4 x long torx socket bits (T30 to T50)

• 7 x short hex socket bits (5 to 14 mm)

• 4 x long hex socket bits (6 to 12 mm)

• 5 x short XZN socket bits (M05 to M12)

• 1 x short L hex key (2.5 mm)

• Hand riveter

• 20 x 2.4 mm rivets

• 20 x 3.2 mm rivets

• 20 x 4.0 mm rivets

• 20 x 4.8 mm rivets

• Quick release reversible ratchet

• Extension bars (125, 250 mm)

• Universal joint

• Sliding T-handle (250 mm)

• 8, 9, 10, 11, 12, 13, 14, 15, 16, 17, 18, 19, 

21, 22, 24, 27, 30, 32 mm 6-point sockets

5 Division EVA Module

• Bright red sturdy foam compartments

• Designed for regular easy removal 

from drawers



3 Piece Soft-grip Pliers Set

15 Piece T-Handle & 

Ballpoint L Hex Key Set

12 Piece Ratcheting 

Combination Wrench Set

• 180mm combination pliers

• 160mm diagonal cutters

• 160mm long nose pliers

• 9 piece ball end hexagon key set with 

a polished finish supplied complete in 

a plastic caddy for easy 

transportation. supplied sizes are 1.5, 

2, 2.5, 3, 4, 5, 6, 8, 10 mm

• 6 piece T-handled hex key set with 

phosphate tips for strength and 

corrosion protection.                 

supplied sizes are 2, 2.5, 3, 4, 5, 

6mm

• 8, 10, 11, 12, 13, 14, 17, 19 mm 

combination spanner

• 1/4, 3/8, 1/2 in socket adapters

• 1/4 in bit adapter

10 Piece Precision Pliers 

& Screwdriver Set

• 110 mm oval head cutter

• 120 mm short needle nose pliers

• 140 mm long needle nose pliers

• 115 mm stainless steel tweezers

• 1.5 x 60 mm slotted screwdriver

• 2.0 x 60 mm slotted screwdriver

• 2.5 x 80 mm slotted screwdriver

• 3.0 x 80 mm slotted screwdriver

• ph00 x 60 mm phillips screwdriver

• ph0 x 60 mm phillips screwdriver



52 Piece 1/4 in Drive 

Socket & Hex Key Set

• Drive quick release reversible ratchet

• drive spinner handle

• drive universal joint

• drive sliding t-handle 

• drive extension bar 

• 4, 4.5, 5, 5.5, 6, 7, 8, 9, 10, 11, 12,13 mm 

6-point socket

• 4, 5, 5.5, 6, 7, 8, 9, 10, 11, 12, 13 mm    

6-Point deep socket

• T10, T15, T20, T25, T30, T40 drive torx

socket bits

• 3.0, 4.0, 5.0, 6.0, 8.0 mm drive hexagon 

socket bits

• 5.5 mm drive slotted socket bits

• ph2 drive Phillips socket bits

• pz2 drive Pozidrive socket bits

• 1.5, 2, 2.5, 3, 4, 5, 6, 8, 10 mm 9 piece 

hexagon L key set

4 Piece Circlip Plier Set

• 180 mm external circlip pliers   

(straight with spring)

• 180 mm external circlip pliers       

(bent with spring)

• 180 mm internal circlip pliers 

(straight)

• 180 mm internal circlip pliers (bent)

Piece Pliers & Adjustable 

Wrench Set

• 250 mm water pump pliers

• 240 mm grip pliers

• 250 mm adjustable wrench



16 Piece Combination 

Wrench Set

• 6, 7, 8, 9, 10, 11, 12, 13, 14, 15, 16, 17, 

18, 19, 21, 22mm Combination Spanner

3 Piece VDE Insulated Pliers Set

• 180mm VDE insulated combination pliers

• 160mm VDE insulated diagonal cutters

• 160mm VDE insulated long nose pliers

7 Piece Insulated Slotted/PH 

Screwdriver Set

• 3 x 100 mm, 4 x 100 mm, 5.5 x 125 mm, 

6.5 x 150 mm VDE insulated slotted 

screwdrivers

• PH1 x 80 mm, PH2 x100 mm VDE 

insulated phillips screwdrivers

• VDE voltage tester


