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LABEL DETAILS
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TECHNICAL DATA

Motor Type — 355 Series
Voltage — 24v DC

Motor Resistance at 21°C. —

9.6 Ohms

Input Power at 24v DC —
2.52 Watts

Nominal Current at 24v DC —
0.12 Amps

Stall Current at 24v DC —
2.2 Amps

Qutput torque (stall) at 24v DC —
86 Kg/cm

Thermal Protection —
No Thermal Protection

Duty Cycle — Continuous

No Load Speed at 24v DC —
10rpm.

Output Shaft Rotation when viewed
from front — CW/CCW.
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