[z EHMANN

IT-19" socket strip 6-fold IEC 320

ltem-no.: 0200x02062318 (1,5 m Zul.)

0900000

Robust plastic, grey

Built-in sockets (90° rotated), round

Extra large space in between sockets 64 mm
1,5 m power cord and IEC plug

Expanded contact protection by using a shutter
End caps with mounting possibility (19*)

Integrated overload protection in the end cap
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[E EHMANN

IT-19" socket strip 6-fold IEC 320

Technical data

2.500 W 230V ~ (+/-10%) / 50 Hz 10A
Power Rated voltage Rated current

Power Cord: HOBVV-F 3G 1,5 mm? C€ Va2
Plug: IEC 320 plug RoHS| [REAcH

Sockets: type E (French standard)
Overload protection: LS 10A
Safety class: IP20

(similarillustration)

478 x 74 x 47 mm
Dimensions (L x W x H)

470 mm
Fixing Dimension

[tem-no.: 0200x02062318 (1,5 m cord) EAN 401209600482 0 PU 10
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