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1. CABLE:UL2/725,AL+B-FOIL,(28AWG*1P>+[AL+MY-FUIL,(28AWG*1P+D)1%2+24AWGE*2C,

WHITE COLOR,OD=3.5mm,PVC JACKET.
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3. CONNECTORS:USB3.0 MCAY*1PCS(BLUE INSULATOR> MIRCO USBBM 10PIN*1PCS(BLACK INSULATIONXNICKELD.
4, MOLD:MOLDING USB TYPE.
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WHITE /GREEN PAIR...28AWG , RED/BLACK...24AWG
6. OPEN/SHORT TEST: 100% TEST.
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