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Raychem

AIF: 5039274019

Heat Shrink Tubing, Black, Single Wall, 6.4 mm [.252 in] Expanded
Inside, .126 in [3.2 mm] Recovered Inside, 2:1 Shrink Ratio,
Crosslinked Elastomer
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.89 mm[.035 in]
6.4 mml[.252 in]
3.2 mm[.126 in]

3.2-64 mm[.126 - .252 in]
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5039274019

Heat Shrink Tubing, Black, Single Wall, 6.4 mm [.252 in] Expanded Inside, .126 in [3.2
mm] Recovered Inside, 2:1 Shrink Ratio, Crosslinked Elastomer
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5039274019

Heat Shrink Tubing, Black, Single Wall, 6.4 mm [.252 in] Expanded Inside, .126 in [3.2
mm] Recovered Inside, 2:1 Shrink Ratio, Crosslinked Elastomer
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Harness Repair Products Quick Reference Guide
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