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Datasheet ENGLISH

DC Axial Fan, 92.5 x 92.5 x 25mm, 75m/h, 2W,

12V dc (OD9225 Series)
RS Stock number 541-5075

Frame and Impeller
PET, UL94V-0 Thermoplastic

Available Options
Tachometer

Locked Rotor Alarm

Finger Guard: G92-16

Plastic Guard: G92pP

Wire Mesh Guard: WMG92M
Filter Kit: GRM92-30, GRM92-45

RS Part Orion Part Speed | Airflow | Noise Volts Voltage | Current Lead
Number Number (RPM) | (CFM) (db) (DC) Range (Amps) Type
5415081 T 2900 52 31 12 7.0~-13.6 0.25 Wire
5415075 2500 43 25 12 7.0~13.6 0.17 Wire
5415069 2000 38 22 12 7.0~13.6 0.13 Wire
5415334 2900 52 31 24 10-27 0.15 Wire
5415328 2500 43 25 24 10~27 0.12 Wire
5415312 | _____. _.__ 2000 36 22 24 10~27 0.08 Wire

Data Tolerance +/- 10%



http://uk.rs-online.com/web/p/axial-fans/5415075/?searchTerm=5415075&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3534313530373526
http://uk.rs-online.com/web/p/axial-fans/5415075/?searchTerm=5415075&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3534313530373526
http://uk.rs-online.com/web/p/axial-fans/5415075/?searchTerm=5415075&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3534313530373526

Drawing(mm):

92 540.5
82 540.3

5
n
ul

300 +-10

92.540.5
82.540.3

1]
il

JJ
]

p

— ’ar
|

LI
NCEES

ROTATION 4-Holes AIR FLOW
s

*Drawing for Dimensional Reference Only

MOTOR

Brushless DC, polanty protected, locked
rotor protected (current limited), auto
restart

INSULATION RESISTANCE
Min. 10 M Ohm at 500vVDC

LIFE EXPECTANCY (L10)
Ball Bearing 60,000 Hours

Operating Temperature
-10C ~ +70C

Safety Approvals
UL/CUL, TUV, CE




