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Model P/N Use With

SMBFP3 53264 Plastic fiber with M3 tip

SMBFP4 53263 Plastic fiber with M4 tip

SMBFP6 53262 Plastic fiber with M6 tip

Dia.
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6.2 mm (.244")
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