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Produktbeschreibung

Eine entsprechend IEC-Spezifikation farbcodierte RS PRO-Thermoelement-Einbau-
Anschlussbuchse in StandardgrofRe. Diese Buchse verfugt Uber Edelstahlhalterungen auf beiden
Seiten, sodass sie schnell und sicher an der Tafel befestigt werden kann. Dieser Thermoelement-
Steckverbinder ist ideal fur den Anschluss lhrer Thermoelementsonde oder Drahtklemmen an
Verlangerungs- oder Kompensationskabel sowie fiir eine schnelle, sichere und fehlerfreie
Mdglichkeit, Ihre vorhandenen Thermoelemente zu ersetzen. Das Thermoelement-
Steckverbindergehause besteht aus einem robusten glasfaserverstarkten Thermoplast, das stol3fest
ist und hohen Temperaturen von bis zu 220 °C standhélt Die Kontakte dieser Buchse hehmen
flache polarisierte Stifte auf, um eine genaue Verbindung zu gewahrleisten. Das farbcodierte
Gehéuse hat den Thermoelementtyp auf der Vorderseite deutlich gekennzeichnet, um eine einfache
Identifizierung zu erméglichen.

Allgemeine Spezifikationen

Zubehortyp Thermoelement-Steckverbinder

Fur den Einsatz mit Thermoelement Typ K

Thermoelementtyp K

Maximale Temperatur 220 °C

Formschlissiger Kontakt (Legierung) Nickelchromium

Negativer Kontakt (Legierungsart) Nickellegierung

Farbe Grin

Anwendungen Miniatursteckverbinder fur Frontplattenmontage

Mechanische Spezifikationen

Steckverbindertyp Thermoelement-Steckverbinder
Stecker/Buchse Kontaktiereinheit
Montageart Montagehalterung aus Edelstahl

Betriebsumgebungsspezifikationen

Maximale durchgehende

Betriebstemperatur 220°C
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Zulassungen

Konformitat/Zertifizierung

fypes K, J, T, E, N, B & Copper

(IEC Colour Code)

RoHS, IEC

T/C Colour Code  +Positive Contact -Negative Contact Allied RS order
Type (IEC) (alloy type) (alloy type) Code Code

K Green +Nickel Chromium -Nickel Alloy 70644393 455-9792
J Black +lron -Copper Nickel 70644388 455-9720
T Brown +Copper -Copper Nickel 70644404 455-9944
E Violet +Nickel Chromium -Copper Nickel 70652499 774-7223
N Pink +Nickel/Chro/Silicon  -Nickel Silicon 70652500 774-7226
B Grey +Copper -Copper 706524596 774-7214
Copper White +Copper -Copper 70652480 774-3767
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Accessories
e Optional cable clamp for additional cable security -
Allied code 70641746

RS part 236-4104

e  Aluminium Faceplates available in 4 different sizes:

2way Allied code: 70646186 RS part: 611-8191 l o e "
4 way Allied code: 70646188 RS part: 611-8214 %‘ ) an ’I
6way Allied code: 70646187 RS part: 611-8208 s e

12 way Allied code: 70646189 RS part: 611-8220 (shown opposite)
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Miniature in-line Socket with stainless steel mounting bracket
(dimensions in mm)
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ORDERING INFORMATION

MODEL

FINE WIRE WELDER
Spare Carbon Electrodes (x5) for 1.1mm 250V Fine Wire Welder

RS143/0816

Allied Code RS ORDER NUMBER
363-0351
814-0184

70825788
70656473

IEC PTFE Insulated Twin Twisted Pair Thermocouple Cable
Available in Thermocouple Types K, J T& N

M"# s
Type 'K’

T/C Type Conductors Cores
J 1/0.2mm +Black/-White
J 1/0.2mm +Black/-White
J 1/0.315mm  +Black/-White
J 1/0.315mm  +Black/-White
K 1/0.315mm  +Green/-White
K 1/0.315mm  +Green/-White
T 1/0.315mm  +Brown/-White
T 1/0.315mm  +Brown/-White
J 1/0.508mm  +Black/-White
J 1/0.508mm  +Black/-White
K 1/0.508mm  +Green/-White
K 1/0.508mm  +Green/-White
J 7/0.2mm +Black/-White
K 7/0.2mm +Green/-White
T 7/0.2mm +Brown/-White
N 7/0.2mm +Pink/-White

.‘_-“
Type T
Reel Length Allied code RS order code
25 metres 70657194 B827-5980
50 metres 70657195 827-5984
25 metres 70657198 827-5993
50 metres 70657199 827-5996
25 metres 70657200 827-6000
50 metres 70657205 827-6019
25 metres 70657208 B27-6028
50 metres 70657206  827-6022
25 metres 70657157 827-5990
50 metres 70657201 827-6003
25 metres 70657203 827-6012
50 metres 70657204 B827-6016
25 metres 70657202 827-6006
25 metres 70657207 827-6025
25 metres 70657209 827-6031
25 metres 70657210 827-6034
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Conductors Cores Jacket Reel Length Allied RS order code
Code

Extension:

KX 7/0.2mm +Green/-White Green 10 metres 70657084 827-5615

KX 7/0.2mm +Green/-White Green 25 metres 70641729 235-3820

KX 7/0.2mm +Green/-White Green S50 metres 70657085 827-5619

KX 7/0.2mm +Green/-White Green 100 metres 70646156 611-7889

KX 7/0.2mm +Green/-White Green 200 metres J0657088 B827-5628

1% 7/0.2mm +Black/-White Black 10 metres 70641640 219-4753

1 7/0.2mm +Black/-White Black 25 metres 70657078 827-5592

1% 7/0.2mm +Black/-White Black 50 metres 70657079 B827-5596

1% 7/0.2mm +Black/-White Black 100 metres 70641737 235-3915

1x 7/0.2mm +Black/-White Black 200 metres 70657081 827-5606

% 7/0.2mm +Brown/-White Brown 10 metres 70641637 219-4703

TH 7/0.2mm +Brown/-White Brown 25 metres 70641734 236-3870

T 7/0.2mm +Brown/-White Brown 50 metres 70657095 B827-5653

T 7/0.2mm +Brown/-White Brown 100 metres 70651749 762-1146

T 7/0.2mm +Brown/-White Brown 200 metres 70657098 827-5662

MX 7/0.2mm +Pink/-White Pink 10 metres 70641635 219-4668

NX 7/0.2mm +Pink/-White Pink 25 metres 70657091 827-5637

NX 7/0.2mm +Pink/-White Pink 50 metres 70657089 827-5631

MX 7/0.2mm +Pink/-White Pink 100 metres 70657092 827-5640

Conductors Cores Jacket Reel Length Allied RS order code
Code
Compensating:
VX (KCB) 7/0.2mm +Green/-White Green 10 metres 70657082 827-5609
WX (KCB) 7/0.2mm +Green/-White Green 25 metres 70641629 219-4551
WX (KCB) 7/0.2mm +Green/-White Green 50 metres 70657080 827-5603
WX (KCB) 7/0.2mm +Green/-White Green 100 metres 70641630 219-4573
WX (KCB) 7/0.2mm +Green/-White Green 200 metres 70657083 827-5612
WX (KCB) 13/0.2mm +Green/-White Green 10 metres 70657086 827-5621
WX (KCB) 13/0.2mm +Green/-White Green 25 metres 70657087 827-5625
WX (KCB) 13/0.2mm +Green/-White Green 50 metres J0657090 827-5634
V¥ (KCB) 13/0.2mm +Green/-White Green 100 metres 70651750 762-1152
U (RCA) 7/0.2mm +Orange/-White Orange 10 metres 70657096 827-5656
U (RCA) 7/0.2mm +0Orange/-White Orange 25 metres 70646158 611-7902
U (RCA) 7/0.2mm +Orange/-White Orange 50 metres 70657097 827-5659
U (RCA) 13/0.2mm +0Orange/-White Orange 10 metres 70641641 219-4769
U (RCA) 13/0.2mm +0Orange/-White Orange 25 metres 70657093 B827-5643
U (RCA) 13/0.2mm +Orange/-White Orange 50 metres 70657094 827-5647
RS143/0816
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T/C Type Conductors Cores Reel Length Allied code RS order code
KX 1/0.2mm +Yellow/-Red 25 metres 70656106 814-0030
KX 1/0.2mm +Yellow/-Red 50 metres 70656111 814-0049
KX 1/0.2mm +Yellow/-Red 100 metres 70656109 814-0042
KX 7/0.2mm +Yellow/-Red 25 metres 70656110 814-0046
KX 7/0.2mm +Yellow/-Red 50 metres 70656113 814-0055
KX 7/0.2mm +Yellow/-Red 100 metres 70656114 814-0058
KX 1/0.3mm +Yellow/-Red 25 metres 70656104 814-0024
KX 1/0.3mm +Yellow/-Red 50 metres 70656107 814-0033
KX 1/0.3mm +Yellow/-Red 100 metres 70656108 814-0036
T 1/0.3mm +Blue/-Red 25 metres 70656121 814-0080
T 1/0.3mm +Blue/-Red 50 metres 70656126 814-0099
T 1/0.3mm +Blue/-Red 100 metres 70656124 814-0092
T 1/0.2mm +Blue/-Red 25 metres 70656125 814-0096
T 1/0.2mm +Blue/-Red 50 metres 70656128 814-0106
T 1/0.2mm +Blue/-Red 100 metres 70656129 814-0109

ANSI PVC Thermocouple Extension & Compensating Cable

PVC Insulated Flat Pair (ANSI M(C96.1)

Type KX Type IX Type TX
T/C Type Conductors  Cores Jacket Reel Length  Allied RS order code
code
Extension:
KX 7/0.2mm +Yellow/-Red Yellow 25m 70656102 814-0018
KX 7/0.2mm +Yellow/-Red Yellow 100 m 70656105 814-0027
KX 7/0.2mm +Yellow/-Red Yellow 200 m 70656103 814-0020
IX 7/0.2mm + White/-Red Black 25m 70656096 813-9995
IX 7/0.2mm + White/-Red Black 100 m 70656098 814-0005
IX 7/0.2mm + White/-Red Black 200 m 70656099 814-0008
T* 7/0.2mm +Blue/-Red Blue 25m 70656119 814-0074
T* 7/0.2mm +Blue/-Red Blue 100 m 70656122 814-0083
T 7/0.2mm +Blue/-Red Blue 200 m 70656123 814-0086
Compensating:
VX (KCB) 7/0.2mm +Yellow/-Red Yellow 25m 70656127 814-0103
VX (KCB) 7/0.2mm +Yellow/-Red Yellow 100 m 70656130 814-0112
VX (KCB) 7/0.2mm +Yellow/-Red Yellow 200 m 70656131 814-0115
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