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Mando de sujeción de varios 

lóbulos negro RS Pro, M8 
Código RS 702-7576 

 

 

 

 

 

 

 

 

 

 

 

    

   

 

Los productos con aprobación profesional RS le proporcionan 
piezas de calidad profesional en todas las categorías de 
productos. Nuestra gama de productos ha sido probada por 
ingenieros y proporciona una calidad comparable a las marcas 
líderes sin pagar un precio superior. 

• Mangos de 
termoplástico 

• Tornillos prisioneros 
de acero chapado en 
zinc o acero 
inoxidable 

• Acabado negro mate 

• Puede resistir a 
corto plazo +170 °C. 

• Resistente a la 
mayoría de 
sustancias 
químicas, luz UV y 
absorción de agua 
(1,5 % máx.) 

• Rango de 

temperaturas de 

funcionamiento de -

20 °C a +110 °C. 

 

CARACTERÍSTICA
S 
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Los mandos se utilizan en una amplia variedad de aplicaciones en nuestra vida cotidiana y realizan 
muchas funciones, desde el uso como mangos fijos hasta el uso para apretar, aflojar, ajustar y empujar 
otros componentes o piezas de equipo. Se utilizan en diversas aplicaciones, desde maquinaria 
industrial y de construcción hasta equipos Visual y de audio. 
Mandos hembra: Acero chapado en zinc: M6 x 9 RS 7027594 ), M8 x 12 RS 7027598 ), M10 x 15 RS 
7027601 ), M10 x 15 RS 7027605 ), M8 x 12 RS 7027608 ), M12 x 8 RS 7027614 ). 

Acero inoxidable: M6 x 9 RS 7027651 ), M8 x 12 RS 7027655 ), M10 x 15 RS 7027661 ), M10 x 15 RS 
7027667 ),M12x18(RS 7027670 ). 
Mandos macho: Acero chapado en zinc: M6 x 20mm RS 7027579 ), M6 x 25mm RS 7027572 ), M8 x 
20mm RS 7027576 ), M8 x 30mm RS 7027585 ), M8 x 25mm RS 7027588 ), M10 x 25mm RS 7027582 
), M12 x 30mm RS 7027591 ). 

Acero inoxidable: M6 x 15mm RS 7027627 ), M6 x 20mm RS 7027636 ), M6 x 25mm RS 7027639 ), 
M8 x 20mm RS 7027633 ), M8 x 30mm RS 7027642 ), M8 x 25mm RS 7027645 ), M10 x 25mm RS 
7027649 ), M12 x 30mm RS 7027658 ). 
Mandos de rosca pasante: Acero chapado en zinc: M8 x 12 RS 7027611 ), M6 x 9 RS 7027617 ), 
M10 x 15 RS 7027620 ), M12 x 18 RS 7027623 ). 

Acero inoxidable: M8 x 12 RS 7027664 ), M6 x 9 RS 7027673 ), M8 x 15 RS 7027677 ), M12 x 18 RS 
7027683 ), M8 x 12 RS 7027686 ), M10 x 15 RS 7027689 ). 

 

 

 

 

Rosca M8 

Forma de la perilla Múltiples lóbulos 

Tipo de montaje Espárrago roscado 

Material del cuerpo Termoplástico de alta resistencia a impactos 

Insertar material Acero 

Color Negro 

Acabado Mate 

Aplicación 

Puertas de acceso, cajones y paneles (domésticos e 
industriales), abrazaderas y accesorios, maquinaria 
industrial, maquinaria de preparación de alimentos, 
mobiliario médico 

 

 

 

Descripción del 

producto ATRIBUTO 1 

Especificaciones 

generales 

https://uk.rs-online.com/web/p/products/7027594/
https://uk.rs-online.com/web/p/products/7027598/
https://uk.rs-online.com/web/p/products/7027601/
https://uk.rs-online.com/web/p/products/7027605/
https://uk.rs-online.com/web/p/products/7027608/
https://uk.rs-online.com/web/p/products/7027614/
https://uk.rs-online.com/web/p/products/7027651/
https://uk.rs-online.com/web/p/products/7027655/
https://uk.rs-online.com/web/p/products/7027661/
https://uk.rs-online.com/web/p/products/7027667/
https://uk.rs-online.com/web/p/products/7027670/
https://uk.rs-online.com/web/p/products/7027579/
https://uk.rs-online.com/web/p/products/7027572/
https://uk.rs-online.com/web/p/products/7027576/
https://uk.rs-online.com/web/p/products/7027585/
https://uk.rs-online.com/web/p/products/7027588/
https://uk.rs-online.com/web/p/products/7027582/
https://uk.rs-online.com/web/p/products/7027582/
https://uk.rs-online.com/web/p/products/7027591/
https://uk.rs-online.com/web/p/products/7027627/
https://uk.rs-online.com/web/p/products/7027636/
https://uk.rs-online.com/web/p/products/7027639/
https://uk.rs-online.com/web/p/products/7027633/
https://uk.rs-online.com/web/p/products/7027642/
https://uk.rs-online.com/web/p/products/7027645/
https://uk.rs-online.com/web/p/products/7027649/
https://uk.rs-online.com/web/p/products/7027658/
https://uk.rs-online.com/web/p/products/7027611/
https://uk.rs-online.com/web/p/products/7027617/
https://uk.rs-online.com/web/p/products/7027620/
https://uk.rs-online.com/web/p/products/7027623/
https://uk.rs-online.com/web/p/products/7027664/
https://uk.rs-online.com/web/p/products/7027673/
https://uk.rs-online.com/web/p/products/7027677/
https://uk.rs-online.com/web/p/products/7027683/
https://uk.rs-online.com/web/p/products/7027686/
https://uk.rs-online.com/web/p/products/7027689/
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Diámetro de rosca 8 mm 

Longitud de rosca 20mm 

Diámetro de la perilla 40mm 

Diámetro de taladro 18mm 

Longitud de taladro 29mm 

 

 

 

Cumplimiento/Certificaciones EN 61340 

  

   

 

 

Especificaciones mecánicas 

Aprobaciones 
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