BLZF 5.08/2...24B

Free Socket
Tenslon Clamp {for use with
Mounting Blocks Iif required)

BLZF 5.08/2...24

Free Socket
Tension Clamp

P.C.B. Connector

= Tension Clamp

¢ 5.08mm Pitch

¢ 2..24 Poles

= Colour - Orange®

« 2.5mm? max. wire size (flexible)
* Qther colours avallable on request

Technical Data

Insulating Materlal PBT
Colour Orange
Flammability Clase UL 84 VO
Contact Pin Material/Plating CuZn/8n
Dimensions

Pitch 5.08mm
Air Gap > 2.5mm
Creepage Distance >4.0mm
Insulatien Stripping Length 7mm
Connection tension clamp
Insulating Resistance > 108 MQ
Through Resistance 5MQ
Conductor Clamping

Max. Clamping Range 0.08...2.5mm?
Solid 0.5...2.5mmz2
Flexible 0.5...2.5mmz?
AWG Conductors No. 28...14
VDE Rated Data

Rated Cross Secticn 2.6mm?
Rated Current 12A

Pated Voltage (ins. Grp. C) 250Va.c./300Vd.c.
Rated Voltags (ms. Grp. B) 380Va.c./450Vvd.c.

UL Rated Data

Rated Voltage Industrial 300Va.c.
Rated Current 10A
Conductor Sizes 26...16AWG
Tightening Torque

Manual Screwdriver Type SD/SDI 0.5Nm
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Note 2 BLZF 5 08/2 2 BLZF 5.08/28
For the mounting of PCBs, It should bs noted 3 BLZF 5,08/3 170747 3 BLZF 5.08/38 170831
that the ratings in this catalogue relate only 1 4 BLZF 5.08/4 170748 4 BLZF 5.08/48 170832
Connectors. The necessary PCB crespage and 5 BLZF 5.08/5 170748 5 BLZF 5.08/58 170833
clearance paths must be determined in 6 BLZF 5.06/6 170750 6 BLZF 5.08/68 170834
accordance with VOE 0110b. The current 7 BLZF 5.08/7 170751 7 BLZF 5.08/78 170835
capacity of the PCBs ls to be observed 8 BL2F 5.08/8 170752 8 BLZF 5.08/88 170836
according to DIN IEC 326 part 3. 9 BLZF 5.08/9 170763 ] BLZF 5.08/0B 170837
10 BLZF 5,08/10 170754 10 BLZF 5.08/10B 470838
11 BLZF 5.08/11 170755 71 BLZF 5.08/11B 470838
12 BLZF 5.08/12 170756 12 BLZF 5.08/12B 170840
13 BLZF 5.08/13 170767 13 BLZF 5.08/13B 170841
14 BLZF 5.08/14 170768 14 BLZF 5.08/14B 170842
15 BLZF 5.08/15 170753 15 BLZF 5.08/15B 170843
16 BLZF 5,08/18 170780 16 BLZF 5.08/168 170844
17 BLZF 5.08/17 170764 17 BLZF 5.08/178B 170845
18 BLZF 5.08/18 170762 18 BLZF 5.08/188 170846
18 BLZF 5.08/19 170763 19 BLZF 5.08/188B 170847
20 BLZF 5.08/20 170764 20 BLZF 5.08/20B 170848
21 BLZF 5.06/21 170765 21 BLZF 5.08/21B 170849
22 BLZF 5.08/22 170766 22 BLZF 5.08/228 170850
23 BLZF 5.08/23 170767 23 BLZF 5.08/23B 170851
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BLZF/SLZF S 2E4

' BLZF/SLZF 5. ZE4

167599

Strain Relief for sacket stnp anj n headsr 167599 4

Strain Ralief for socleet strip and pin header B BLZF/SLZF S.xx ZEB 167600 8 BLZF/SLZF 5.xx ZEB 167600
Scrawdriver SD (0.6x3.5) 902423 | SO (0.6x3.5) 902423
Operating Tao! ZBW 1 166962 | ZBW 1 168962
Operating Tool ZBW W 166963 | ZBW W 166863

For additional accessories see page C2/43 - C2/45

P.C. Connectors - C2/27



