
 

 
 
 

 
FICHE TECHNIQUE 

M52 

Connector 

 

Réf. : T-2284-UK 

Révision : 00 

Date : 10/2018 

 
 

 

APPLICATION 
Light alloy connector with automatic locking by sliding ring. 

 
 

 

COMPONENTS AND FEATURES 

Dimensions (mm) 

Height: 238 

Wire diameter: 14 

Width: 112 

Opening: 59 

 

Breaking strength: 23 kN 

Weight : 243 g 

 

MATERIAL 

Body : Light alloy 

 

EC CERTIFICATION 

Notified body : APAVE CE0082 

N° : 0082/352/160/10/18/0673 

 

STANDARDS 

EN 362 : 2004 - European standard  

 

MODEL 

M52 Code 31762 
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