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	 	80	W,	24	V
	 Internal	solder	reservoir
	 For	vertical	applications

DXV	80	Set

 Order-no.  Model  Description
 T005 13 182 99  DXV 80 Set Inline desoldering iron 80 W, 24 V    
   with threadless nozzle fixture system

	 Scope	of	supply
1	 T005	13	180	99		 DXV	80		 Inline	desoldering	iron	80	W,	24	V
2	 T005	15	153	99		 WDH	40		 Safety	rest
3	 T005	13	142	00		 DX	112		 Nozzle	inner	ø	1,0	mm
4	 T005	13	143	00		 DX	113		 Nozzle	inner	ø	1,2	mm
5	 T005	13	500	99		 	 Cleaning	Set
6	 T005	87	418	15		 	 Filter	cartridge	for	DXV	80		(5	pieces)
7	 T005	87	418	23		 	 Brush	for	heating	element
8	 T005	87	067	94	 	 Cone	cleaner

Inline desoldering iron with internal solder reservoir for vertical handling. Electronic temperature control. 
Micro finger switch controls quick start of fast action vacuum pump. Different nozzles and CSF heads are available.

WXDV	120	Set
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	 	120	W,	24	V
	 	Temperature	range

	 100°C	-	350°C,	120	W,	24	V
	 	Heat-up	time	ca.	35	sec.	

	 (50°C	-	350°C	/	122°	F-	662°F)
	 	Setback	capable
	 	Blue	LED	indication	light
	 	Integrated	tin	collector
	 Internal	parameter	storage

	 (Zero	Tolerance)
	 Connectable	to	WXD	2

 Order-no.  Model  Description
 T005 13 205 99  WXDV 120 Desoldering iron 120 W, 24 V
	
	 Lieferumfang
1	 T005	13	204	99		 WXDV	120		 Desoldering	iron		120	W,	24	V
2	 T005	15	153	99		 WDH	40		 Safety	rest
	 T005	87	658	01	 PDN	 Pliers	for	desoldering	nozzles
	 T005	13	252	00		 	 XDS	3	Nozzle
	 T005	13	254	00		 	 XDS	5	Nozzle
	 T005	87	657	73		 	 Cleaning	Set
	 T005	87	657	72		 	 Cone	cleaner
	 T005	87	418	19		 	 Filter	cartridge	(5	pieces)
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