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Bestiickungsplan / confact layout
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m hestickt / assembled

TauchldtaschluB 0,65 x 0,3 mm / solder ferminal 0,65 x 0.3 mm

Isolierwerkstaff / housing material :  PBT GF30

Bauart 7 / #ype 7

Anforderungsstufe 2 = 400 Steckzyklen / performance class 2 = 400 mating cycles
Fehlende Mafe und Angaben nach IEC 60 603-2 / DIN EN 60 603-2

Missing information and dimensions per IEC 60 603-2

Leiterplatten-Lochbild / P(B drillhole pattern
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Only for information.

To insure that this is the latest
version of this drawing, please
contact one of the ERNI companies
befare using.

prior nofice.
Drawing will not be updated.
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