CONVENIENCE PACKS 151
Convenience packs
Flexible non-metallic conduit systems for professional installers
LFH Convenience
Conduit/fitting
diameter One-piece IP
Type Type (mm) conduit fittings Locknuts  rating of‘“z"“%ﬁ
CP-AF20A 10m Black Type PA LFH Nylon 6, 20mm diameter 20 10 10 IP66 @L\"“f
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CP-AF25A 10m Black Type PA LFH Nylon 6, 25mm diameter 25 10 10 P66
Convenience pack / Nylon Conduit with Adaptalok One-Piece, Fast Fit, Push & Twist Fittings
Materials: Polyamide Nylon 6 / Colour: Black (BL)
Polypropylene Convenience
Conduit/fitting
diameter One-piece
Type Type (mm) conduit fittings Locknuts IP rating
CP-AF20BS-PP  10m Grey Type PP Polypropylene conduit, 20mm diameter 20 10 10 IP54
CP-AF25BS-PP  10m Grey Type PP Polypropylene conduit, 25mm diameter 25 10 10 IP54
Convenience Pack / Type PP Polypropylene Conduit with One-Piece, Fast Fit, Push & Twist Fittings
Materials: PP Polypropylene / Colour: Grey (GR)
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Retail / Office Convenience ——
Conduit/fitting
diameter One-piece
Type Type (mm) conduit fittings Locknuts IP rating
CP-AF20BS 10m Grey Type KF PVCu, 20mm diameter 20 10 10 IP66
CP-AF25BS 10m Grey Type KF PVCu, 20mm diameter 25 10 10 IP66
CP-KF20BS 10m White Type KF PVCu, 25mm diameter 20 10 10 IP66
CP-KF25BS 10m White Type KF PVCu, 25mm diameter 25 10 10 IP66

Convenience Pack / Self-Extinguishing PVC Conduit & One-Piece Fittings & Locknuts
Materials: PVC Pliable / Colour: White (W)



