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Part No.
CP30205NMB
RS Stock No.
916-0215

Part No.
CP30206NMB
RS Stock No.
916-0224

Part No.
CP30207NMB
RS Stock No.
916-0227

Description
USB 3.0 Ato USBE 3.0 A, CSK hole.

Description
USB 3.0 B to USB 3.0 A, CSK hole.

Description
USB 2.0 Bto USB 2.0 A, CSK hole.
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Part No.
CP30208NMB
RS Stock No.
916-0221

Part No.
CP30208NMB
RS Stock No.
916-0230

Part No.
CP30213MB
RS Stock No.
916-0233

Part No.
CP30214MB

Part No.
CP30215MB

916-0246

Part No.
CP30216MB

Part No.
CP30217TMB
RS Stock No.
916-0249

Part Mo.
CP30220MB
RS Stock Mo.
916-0243

RS Stock No.

Description
USB 2.0Ato USBE 2.0 A, CSK hole.

Description
USE 2.0 Ato USE 2.0 B, CSK hole.

Description
LC Duplex SM adaptor, CSK Hole

Description
LC Duplex MM, CSK Hole

Description
SC Simplex sM, C5K Hole

Description
SC Simplex MM, CSK Hole

Description
Toslink, CSK Hole

Description
UTP Cat5e RJ45-RJ45, CS5K Hole
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Part No.
CP30220SMB
RS stock Mo,
916-0252

Part No.
CP30222ME
RS Stock No.
916-0255

Part No.
CP302225MB
RS Stock Mo.
916-0259

Part No.
CP30230MB

Part No.
CP30231MB

Part No.
CP3D232MBE

Part No.
CP30241MB

Description
FTP Cat5e RJ45-RJ45, Shielded,
CSK Hole

Description
UTP Cat6 RJ45-RJ45, CSK Hole

Description
FTP Catd RJ45-RJ45, Shielded, CSK Hole

Description
RCA Phono RED, CSK Hole

Description
RCA Phono WHITE, CSK Hole

Description
RCA Phono YELLOW, CSK Hole

Other colours available on request.

Description
Blanking Plate, CSK Hole
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Material:

1. Inzen:. ABS

2. Frame: Black Mickel plated zinc diecast
3. Shell: Mickel plated stesd

4. Conlacts: Gold Plaled

Voltage raling: 30V &t

Curmrert raing: 1.8 A max

Contact resistance: Shmdd max
In=ulation registance: 2000 min
Diedactric withstanding voltage: 500V AC
Operating Temperature: -20°C to 50°C
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	RS Pro 接头、面板安装、插座 3.0 a 至 a 、插入式、直向 - 单端口
	RS 号： 916-0215
	此系列中提供：

