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SEE SHEET |

/N MATERIALS AND FINISH:
HOUS ING: PA 6-6. UL 94-VO. COLOR: GREEN.
TERMINAL - PHOSPHOR BRONZE. SEE TABLE.

2. SUITABLE FOR [,6-2, 4mm PC BOARD THICKNESS.

3. RECOGNIZED UNDER THE COMPONENT PROGRAM OF
UNDERWRITERS LABORATORIES INC.FILE N E60677.

4. IMQ CERTIFICATE WITH SURVEITLLANCE [N CONFORMITY
WITH [TEC 998-1/998-2-1.]

/5N NOT CUMULAT IVE TOLERANCE
/6N INK MARKED WHITE .

/. BUCHANAN LOGO TO APPEAR ON HOUSING, LOCATION OPTIONAL
WHERE SPACE PERMITS.

‘Ak CONTACTS SELECTIVELY LOADED IN POSITIONS |,2,4,5,7,8.
ZL TIN PLATED WITH 6-7 um, ALL OVER 2-3 um NICKEL.

il GOLD PLATED WITH O./7/6um, ALL OVER 2-3 um NICKEL.

il PRELIMINARY - NOT FOR PRODUCTION.
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