1 IMPACT TOOLS 1/2”

K7801M SOCKETS METRIC

DIN 3129, ISO 2725

Drive: 1/2" DIN 3121-G 12,5 1S0O 1174

Finish: Black finish

Matenial: High performance alloy steel

To be used with machines. For maximum safety, use clamping springs

38 K560F-4 80

DYNAMIC-DRIVE™
K7801M-8 1845230 1 8 150 25

f ‘ K7801M-9 1845247 1 9 38 160 25  KS60F4 85

1A S ] K7801M-10 1778576 1 10 38 170 25  KS60F4 85

| K7801M-11 1778651 1 11 38 185 25  KS60F4 88
K7801M-12 1815790 1 12 38 195 25  KS60F4 90

T K7801M-13 1778736 1 13 38 210 25  KS6OF4 95
K7801M-14 1778811 1 14 38 225 25  KS60F4 100
K7801M-15 1815806 1 15 38 230 30  KS60F5 120
K7801M-16 1779030 1 16 38 250 30  KS60F5 130
K7801MAT 1779115 1 17 38 260 30  KS60FS 135
K7801M-18 1779382 1 18 38 275 30  KS60F5 145
K7801M-19 1779467 1 19 38 285 30  KS60F5 150
K7801M-20 1844509 1 20 38 300 30  KS60F5 160
K7801M-21 1779542 1 21 38 310 30  KS60FS 165
K7801M-22 1779627 1 2 38 325 30  KS6OFS 170
K7801M-23 1844516 1 2 38 340 30  KS60FS 175
K7801M-24 1779894 1 24 38 350 30  KS60F5 180
K7801M-25 1844523 1 25 45 360 30  KSBOFS 185
K7801M-26 1844530 1 2 45 375 30  KSBOFS 190
K7801M-27 1779979 1 27 45 385 30  KS60FS 200
K7801M-30 1811914 1 30 S0 420 30  KSO0FS 230
K7801M-32 1825157 1 2 50 440 38 KS8OFS 245
K7801M-34 1844547 1 34 S0 450 38  KS6OFS 260
K7801M-36 1844554 | 36 S0 480 38 KS6OFS 330



