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製品番号: 95501-6669
ステータス: Active
概要: Modular Plugs - Jacks
説明: Modular Jacks, Low Profile, Surface Mount, 6/6 Circuits, Gold (Au)

図面および仕様書:
3Dモデル 圧着仕様書 AS-85513-001 (PDF)
図面 (PDF) Test Summary STR-1413 (PDF)
製品仕様書 PS-95501 (PDF) RoHS Certificate of Compliance (PDF)

Agency Certification
UL E107635

一般
製品ファミリー モジュラープラグ/ジャック
シリーズ 95501
コンポーネント種別 モジュラージャック
Magnetic 無
概要 Modular Plugs - Jacks
性能カテゴリー 3
パワーオーバーイーサネット (PoE) N/A
製品名 RJ12
UPC 822350924900

機械的性能/材質
色 - 樹脂部 黒色
耐久挿抜回数 500
難撚性 94V-0
リバース / トップラッチ 無
Jack Height 11.50mm
ライトパイプ / LED 無
材質 - 金属部 銅合金
材質 - 嵌合部メッキ 金
材質 - ターミナルメッキ 錫
材質 - 樹脂部 耐熱樹脂
Net Weight 2.090/g
実装形態 ライトアングル（サイドエントリー）
位置決め 有
基板保持 有
推奨基板厚 1.57mm
梱包形態 スティック
ピッチ - 嵌合部（インチ） 1.02mm
ピッチ - 実装部 1.27mm
ポート 1
極数 - 開口 / 実装 6/6
表面実装対応（SMC） 有
使用温度範囲 -40°C to +80°C
実装スタイル SMT（表面実装）
防水 / 防塵 無
ケーブル種別 N/A

電気的性能
最大定格電流 1.5A
シールド 無
最大定格電圧 125V DC

Solder Process Data

製
品イメージ - 参考のみ

EU RoHS チャイナRoHS
ELV and RoHS
Compliant
REACH SVHC
Contains SVHC: No
Low-Halogen Status
Low-Halogen

製品の環境コンプライアンスに関する更に詳
しい情報を必要としますか？

Email productcompliance@molex.com
複数の製品番号についてのRoHS適合証明書が
必要な場合は、ここをクリックしてください,
ここをクリック

製品以外のコンプライアンスに関するご質問
は、 お問い合わせ ページからお願いいたし
ます。

製品シリーズ検索
95501シリーズ

嵌合相手
90075 Modular Plug

適合相手
90075

http://www.molex.com/molex/products/datasheet.jsp?part=active/0955016669_MODULAR_JACKS_PLUG.xml
http://www.molex.com/molex/products/group?channel=products&key=modular_plugs_jacks
http://www.molex.com/molex/part/partModels.jsp?&prodLevel=part&series=&partNo=955016669&channel=Products
http://www.molex.com/pdm_docs/as/AS-85513-001.pdf
http://www.molex.com/pdm_docs/sd/955016669_sd.pdf
http://www.molex.com/pdm_docs/ts/STR-1413.pdf
http://www.molex.com/pdm_docs/ps/PS-95501.pdf
http://www.molex.com/datasheets/rohspdf/0955016669_rohs.pdf
http://www.molex.com/molex/products/listview.jsp?query=95501&sType=s
http://www.molex.com/molex/products/group?channel=products&key=modular_plugs_jacks
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/cmc_upload/0/000/-12/201/EU_RoHS.html#eurohs
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/cmc_upload/0/000/-12/201/china_RoHS.html#china
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/reach.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/halogen_free.html
mailto:productcompliance@molex.com
http://www.molex.com/molex/electrical_model/rohsCoC.jsp
http://www.molex.com/molex/contact/mxcontact.jsp?channel=Contact Us&channelId=-7
http://www.molex.com/molex/products/listview.jsp?query=95501&sType=s
http://www.molex.com/molex/products/listview.jsp?channel=Products&sType=s&query=90075
http://www.molex.com/molex/products/listview.jsp?channel=Products&sType=s&query=90075


Duration at Max. Process Temperature (seconds) 45
鉛フリープロセス対応 Reflow Capable (SMT only)
Max. Cycles at Max. Process Temperature 3
Process Temperature max. C 260

参考情報

図面・仕様書情報
圧着仕様書 AS-85513-001
製品仕様書 PS-95501
製品図面 SD-95501-001
Test Summary STR-1413
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