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TECHMICAL SPECIFICATIONS

Voltage Operating Voltage  Operating Current
(Min to Max) (Typical All Types)

02 (Mo Resistor) 18 to 3.3VDC 20rmd max®

evDC 54 to 6.6VDC 20ma,

12D 10.8 to 13.2vDC 20ma,

24vDC 216 to 264VDC 20ma,

28vDC 252 to 30.8VDC 20mud,

110vAC 99 to 121VAC fimua

220VAC 207 to 253VAC 3mA

Max Reverse Voltage: 5V

Viewing Ang

le: 30-100° (dependant on maodel)

Life Expectancy: 100,000 hours

Temperature Range: -40 to +85°C (operating & storage)

Torgue: 20 to 25cMNm
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\1/ FPANEL CUTOUT

B x 0,75 THREAD

Standard LED Intensity Prominent and Recessed Flush Forward Voltage
HE Red 80mcd 8mcd 2.0
Green G0med Grncd 2.2\
Yellow S0med Grned 21
Blue 1600mcd SOmcd 3.3V
White 1600mcd S500mcd 3.3V
Orange 60mcd 110mecd 22
Bi-color (Typical) (Red/Green) 14/30mcd 15/10mcd 20072 2
Tri-color (Typical) (Red/Green/Yellow) 60/15/13mcd 15/10/6med 2002 221N

Bi-color - The color is chanoed by reversing the polarity of the supply voltage.

Tri-colar - The indicator has red and agreen LEDs, when both connected yellow is produced.

Super Bright LED Prominent and Recessed Flush Forward Voltage
HE Red 5.000med 1.300mecd 2.2V
Green 10.000mecd 1.200mecd 3.3V
Yellow 4 000mcd 350mcd 2.0
Blue 2 200mcd 280mcd 3.3V
White 2 500mcd 950mcd 3.3V
Orange 4 000med S00med 2.2
Hyper Bright LED Prominent and Recessed Flush Forward Voltage
HE Red 6,000mecd 980mod 2.2\
Green 1.900mcd 300med 3.3V
Yellow 1.600mcd 250mcd 2.0
Orange 2 400med 110mecd 2.2
Lurninous intensity will be reduced with lower operating current.
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	RS Pro 指示器、 230 v 交流、 8mm 安装孔尺寸、插片端接

