
Product data sheet
Characteristics

NSYS3X6625
SPACIAL S3X stainless 304L, Scotch Brite®
finish, H600xW600xD250 mm.

TSI Code: 381201544

Price*: 372.00 GBP

Main
Range Spacial
Product name Spacial S3X
Device application Multi-purpose
Product or component type Compact enclosure
Enclosure nominal height 600 Mm
Enclosure nominal width 600 Mm
Enclosure nominal depth 250 Mm
Installation accessory type Wall-mounting
Device composition 1 body

 1 door
 2 lock: door
 2 perforated vertical profile drilled: door

Complementary
Body type Single piece body, cross-shaped structure

 Gutter shaped front rail
Door type Plain
Number of doors Front face: 1 door(s)
Door opening side Reversible (120 °)
Lock type 2 points lock, 3 mm double-bar
Mounting plate description Without mounting plate
Type of gland plate Without gland plate
Accessibility for operation Front
Removable parts Door by hinges
Material Body and door: stainless steel 304L

 Lock: zamak
 Hinge: stainless steel

Surface finish Body and door: Scotch-Brite® brushed
 Lock: chromium plated

Net weight 13.902 Kg

Th
e 

in
fo

rm
at

io
n 

pr
ov

id
ed

 in
 th

is
 d

oc
um

en
ta

tio
n 

co
nt

ai
ns

 g
en

er
al

 d
es

cr
ip

tio
ns

 a
nd

/o
r t

ec
hn

ic
al

 c
ha

ra
ct

er
is

tic
s 

of
 th

e 
pe

rfo
rm

an
ce

 o
f t

he
 p

ro
du

ct
s 

co
nt

ai
ne

d 
he

re
in

.
Th

is
 d

oc
um

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

.
It 

is
 th

e 
du

ty
 o

f a
ny

 s
uc

h 
us

er
 o

r i
nt

eg
ra

to
r t

o 
pe

rfo
rm

 th
e 

ap
pr

op
ria

te
 a

nd
 c

om
pl

et
e 

ris
k 

an
al

ys
is

, e
va

lu
at

io
n 

an
d 

te
st

in
g 

of
 th

e 
pr

od
uc

ts
 w

ith
 re

sp
ec

t t
o 

th
e 

re
le

va
nt

 s
pe

ci
fic

 a
pp

lic
at

io
n 

or
 u

se
 th

er
eo

f.
N

ei
th

er
 S

ch
ne

id
er

 E
le

ct
ric

 In
du

st
rie

s 
SA

S 
no

r a
ny

 o
f i

ts
 a

ffi
lia

te
s 

or
 s

ub
si

di
ar

ie
s 

sh
al

l b
e 

re
sp

on
si

bl
e 

or
 li

ab
le

 fo
r m

is
us

e 
of

 th
e 

in
fo

rm
at

io
n 

co
nt

ai
ne

d 
he

re
in

. *
Pr

ic
es

 a
re

 in
di

ca
tiv

e

20-Aug-2021
1

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page


Environment
Standards IEC 62208
Product certifications UL 508 type A

 CAN/CSA 22
IP degree of protection IP66 conforming to IEC 60529
IK degree of protection IK10 conforming to IEC 62262
Environmental characteristic Corrosive

 Specific hygiene

Packing Units
Unit Type of Package 1 PCE
Number of Units in Package 1 1
Package 1 Weight 14.561 Kg
Package 1 Height 26.5 Cm
Package 1 width 61.5 Cm
Package 1 Length 61.5 Cm

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope) EU RoHS Decla-

ration
Mercury free Yes
RoHS exemption information Yes
China RoHS Regulation China RoHS Declaration
Environmental Disclosure Product Environmental Profile

Contractual warranty
Warranty 18 months

Product Life Status : Commercialised
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https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=10177083&lang=en-us
https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10177083&lang=en-us
https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10177083&lang=en-us
https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10177083&lang=en-us
https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=10177083&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP100104EN

