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Design and specifications are each subject to change without notice.  Ask factory for the current technical specifications before purchase and/or use.

Should a safety concern arise regarding this product, please be sure to contact us immediately.

Plastic Film Capacitors
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Note :        Date code.

Unit : mm

● Rated voltage : 450 V.DC, Capacitance tolerance : ±5 %(J), ± 10 %(K), 

● Rated voltage : 630 V.DC, Capacitance tolerance : ±5 %(J), ± 10 %(K), 

Part No.
Cap.
(μF)

Dimensions (mm) Min. order Q'ty

L T H F fd P Q Straight Cut lead

ECWFE2W104◻(  ) 0.10 13.0  5.0 10.5 10.0 0.6 0±0.8 1.5

1000

1000

ECWFE2W154◻(  ) 0.15 13.0  5.0 10.5 10.0 0.6 0±0.8 1.5

ECWFE2W224◻(  ) 0.22 13.0  6.0 12.0 10.0 0.6 0±0.8 1.5

ECWFE2W334◻(  ) 0.33 13.0  6.0 12.0 10.0 0.6 0±0.8 1.5

ECWFE2W474P(  )
ECWFE2W474Q(  ) 0.47 13.0  7.0 12.5 10.0 0.6 0±0.8 1.5

ECWFE2W474◻(  ) 0.47 17.5  6.0 11.5 15.0 0.8 0±0.8 1.3

ECWFE2W684◻(  ) 0.68 17.5  7.0 12.5 15.0 0.8 0±0.8 1.3

ECWFE2W105◻(  ) 1.0 17.5  7.0 12.5 15.0 0.8 0±0.8 1.3

ECWFE2W155◻(  ) 1.5 17.5 10.0 15.5 15.0 0.8 0±0.8 1.3
 600

ECWFE2W225◻(  ) 2.2 17.5 10.0 15.5 15.0 0.8 0±0.8 1.3

ECWFE2W335◻(  ) 3.3 26.0 10.0 17.0 22.5 0.8 0±0.8 1.8  500  300

ECWFE2W475◻(  ) 4.7 26.0 12.0 19.0 22.5 0.8 0±0.8 1.8  300  200

Part No.
Cap.
(μF)

Dimensions (mm) Min. order Q'ty

L T H F fd P Q Straight Cut lead

ECWFE2J104◻(  ) 0.10 17.5 5.0 10.5 15.0 0.6 0±0.8 1.3

1000

1000ECWFE2J154◻(  ) 0.15 17.5 6.0 11.5 15.0 0.6 0±0.8 1.3

ECWFE2J224◻(  ) 0.22 17.5 7.0 12.5 15.0 0.6 0±0.8 1.3

ECWFE2J334◻(  ) 0.33 17.5 8.5 14.5 15.0 0.6 0±0.8 1.3  800

ECWFE2J474◻(  ) 0.47 17.5 10.0 15.5 15.0 0.6 0±0.8 1.3
 600

ECWFE2J684◻(  ) 0.68 17.5 11.0 17.5 15.0 0.6 0±0.8 1.3  600

ECWFE2J105◻(  ) 1.0 26.0 10.0 17.0 22.5 0.8 0±0.8 1.8  500  300

ECWFE2J155◻(  ) 1.5 26.0 12.0 19.0 22.5 0.8 0±0.8 1.8  300
 200

ECWFE2J225◻(  ) 2.2 26.0 16.0 23.0 22.5 0.8 0±0.8 1.8  200

✽ ◻ : Capacitance tolerance code
 ( ) : Suffi x for lead crimped

✽ ◻ : Capacitance tolerance code
 ( ) : Suffi x for lead crimped

Note) Part Number marked with ★ is Short Lead Space Product.
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