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NEBV & NEWV 90° elbow
Ex e Non Metallic System

Features
 – Prevents electrostatic charging
 – For indoor and outdoor applications
 – High thread and system connection strengths
 – Easy installation
 – Very good chemical properties

Certification & Standards

Approved to: IEC EN 60079-0, 60079-7, 60079-31

EC TYPE Examination ATEX: SEV 15 ATEX 0107X
Certifi cate: IECEx: IECEx SEV15.0001X

 Ex e IIC Gb

 
Ex tb IIIC Db

Temperature: -5°C to +85°C Sizes 02-03 

 -20°C to +85°C Sizes 04-08 
IP protection: IP68

Approvals

CMG House, Station Road, Coleshill, Birmingham, B46 1HT United Kingdom
Tel: +44 (0) 1675 468 213 | Email: sales@kopex.co.uk
www.tnb-hazardous.com

The Company’s policy is one of continuous improvement and reserves the right to change
 specifi cations at any time without prior notice.

Compatible with: XESX Conduit / Materials: Anti-Static Nylon 12 with Nickel Plated Brass Thread / Colour: ● Black 

 Thread Size (mm) Conduit Size (mm) Dimensions (mm) 

Part No. Metric  Metric NW g Ø ID A B Ø D Ø C R SW Weight kg/100 GID Codes

NEBV0404 20  20 17 10 11 51 73 29.5 29 30.5 15 3.9 7TCA297120R0347

NEBV0505 25  25 23 11 15.5 62.5 85 37 35 38 21 6.2 7TCA297120R0348

NEBV0606 32  32 29 13 23 74 94.5 44 43 45 28 8.1 7TCA297120R0349

NEBV0707 40  40 36 13 29 86.5 123 53.5 55 53 36 14.8 7TCA297120R0350

NEBV0808 50  50 48 14 38.5 100.5 135 66 69 60 46 24.2 7TCA297120R0351

Compatible with: XESX Conduit / Materials: Anti-Static Nylon 12 with Nickel Plated Brass Thread / Colour: ● Black 

 Thread Size (mm) Conduit Size (mm) Dimensions (mm) 

Part No. Metric  Metric NW g Ø ID Ø D max A B Weight kg/100 GID Codes

NEWV0303 16  16 12 10 9.5 23.5 42 46.5 2.3 7TCA297120R0346
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