Product data sheet LV432653

Characteristics current transformer module - 400 A - 3 poles -
for NSX400..630

Main
Range of product NSX400...630
Range ComPact
Device short name CT module and voltage output
Product or component Current transformer
type
Device application Control
Range compatibility ComPact NSX circuit breaker
Poles description 3P
Network type AC
[In] rated current 400 A2 VA
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Network frequency 50/60 Hz 8
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Current transformer ratio 400/5 A :3
Auxiliary connection terminal Cable connector 2.5 mm? g
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Neither Schneider Electric Industries SAS nor any of its affiliates or subsidiaries shall be responsible or liable for misuse of the information contained herein.
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