( Accessories - Guardian Line Rope Switches

Sales Number Description Rope Eyebolts Tens.ioner Allen
Galvanised Stainless Steel | Gripper Key
140001 140010 5M Rope Kit 5M. QL 3 1 1
140002 140011 10M Rope Kit 10M. QL 5 1 1
140003 140012 15M Rope Kit 15M. QL 7 1 1
140004 140013 20M Rope Kit 20M. QL 9 1 1
140005 140014 30M Rope Kit 30M. QL 12 1 1
140006 140015 50M Rope Kit 50M. QL 20 1 1
140007 140016 80M Rope Kit 80M. 30 2 1
140008 140017 100M Rope Kit 100M. 37 2 1
140009 140018 126M Rope Kit 126M. 45 2 1
140033 Rope only 5M Tensioner / Gripper Assembly
140034 Rope only10M Allen Key 4mm
140036 Rope only 20M Quick Link (QL)
140037 Rope only 30M For up to 50m. spans, one rope end is
140038 Rope only 50M terminated with a thimble and permanent clamp.
140039 Rope only 80M For over 50m. spans, 2 Tensioner / Gripper
140040 Rope only 100M assemblies are supplied (no Quick Link).
140041 Rope only 126M
140068 Rope only 500M Drum
|
140019 Rope Tensioner / Gripper Stainless Steel g/.-_:@
140020 Rope Tensioner / Gripper Galvanised Steel
77mm Long 40mm High Fixing Hole centres 20mm )
140021 Universal Pulley (Inside and Outside Corners) Stainless Steel
140064 Universal Pulley (Inside and Outside Corners) Galvanised
84mm Long Thread length 51mm M8 x 1.25 I _“ @)
140045 Eyebolt Stainless Steel (8 pack)
140046 Eyebolt Galvanised (8 pack)
140042 LED Green / Flashing Red 24V.dc.
140065 LED Green/ Flashing Red 110V.ac.
140069 LED Green/ Flashing Red  230V.ac.
220mm Long . ~
G T B
140043 Safety Spring Stainless Steel
140044 E-Stop Mechanism
140059 Screwdriver Anti-Tamper T20 -;@

Accessories - Contact Blocks and Fittings SESUHRTS AT T20

Rope switches GLM GLS GLH and Emergency Switches

140057 3 pole Contact Block 2NC 1NO (End fixing and tip)
140058 3 pole Contact Block 3NC (End fixing and tip)
140061 4 pole Contact Block 2NC 2NO (Side fixing and tip)
140062 4 pole Contact Block 3NC 1NO (Side fixing and tip)
140063 4 pole Contact Block 4NC (Side fixing and tip)

Tongue and Hinge switches - IDIS, K-15, KP, K-SS ,KM, KM-SS, LSPS

140112 3 pole Contact Block 2NC 1NO (End fixing without tip)
140113 3 pole Contact Block 3NC (End fixing without tip)
140114 4 pole Contact Block 2NC 2NO (End fixing without tip)
140115 4 pole Contact Block 3NC 1NO (End fixing without tip)
140116 4 pole Contact Block 4NC (End fixing without tip)
g Glands and Plugs
” Plastic Stainless Steel 316
Sales Number Sales Number
140050 M20 to 2" NPT adaptor M12x1.75 conduit plug 140122
140051  %’NPT conduit plug ¥2’NPT conduit plug 140117
140052 M20x1.5 conduit plug M20x1.5 conduit plug 140118
140053 %’NPT Gland ¥%'NPT Gland 140121
140054 M20x1.5 Gland M20x1.5 Gland 140120
140056 M12x1.5 Gland M12x1.5 Gland 140119
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