
  

SAW48 SERIES  

 

GS & UK (CE) & cUL/UL & FCC & PSE & 

BS & CCC & SAA Adaptor  

Features 

Reliable 

10mA Minimum Load Current 

No Load Power Consumption < 0.5W 

Class B 

<0.25mA Leakage Current 

Compact Size 

CEC Level Ⅳ Compliant: 

1. Input 115V 50/60Hz: Output 3000mA and above pass, 3000mA below dissatisfy; 

2. Input 230V 50/60Hz: Output 2000mA and above pass, 2000mA below dissatisfy; 

 

Applications   

For General Information Technology Equipment 

 

Safety Approvals 

GS Adaptor: TUV/GS   

UK Adaptor: CE BS1363 STANDARD 

cUL/UL Adaptor: cUL/UL FCC 

PSE Adaptor: PSE  

SAA Adaptor: SAA 

CCC Adaptor: CCC 

Meeting EU RoHS Directive 

 

Mechanical Characteristics 

TUV / GS

Yes

No except 7V version

Datasheet       
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Length: 100mm (3.94in)               

Height: 34mm (1.36in) 

Width: 54mm (2.13in)   

Weight:  

GS & UK & Others (Desk-top, None Input Cable): 310g (10.94oz.) 

 

SAW48 CHARACTERISTICS 

INPUT: 

AC Input Voltage Rating: 100-240VAC 

AC Input Voltage Range: 90-264VAC 

AC Input Frequency: 47-63 Hz 

Input Current: 1.5A (rms) max. 

Leakage Current: 0.25mA max. 

Inrush Current (cold): 40A for 120VAC at max. load, and 60A for 240VAC at max. load. 

                     (Cold start @ ambient 25°C) 

 

OUTPUT: 

Efficiency: 70-80% min. 

Hold-up Time: 30ms min. @ 120VAC and max. load 

Over Voltage Protection: By Zener clamping, adapter will be shut down 

Over Current Protection: Output equipped with short circuit protection – auto restart 

Short Circuit Protection: Output can be shorted without damage 

 

ENVIRONMENTAL: 

Temperature:  

Operation: 0 to +25°C 

Non-operation: -25 to +75°C 

Humidity: Operation: 20 to 90% 

Emissions 

FCC Class B 

EN55022, EN55024 Class B 

Dielectric Withstand (Hi-pot) Test 

Primary to Secondary: 3000VAC for 1 minute, 10mA 

DC Output Connector 

2.1x5.5mm Center Positive Standard 

Mating Connector 

Others equivalent 

 

SAW48 Series Adaptor Dimension Diagram Unit: mm 

Desk-top Type 

Temperature de-rating graph
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SAW48 Series Adaptor Series Model List: 

SAW48-xx.x-yyyy 

xx.x denote output voltage from 07.0-24.0V; 

yyyy denote output current from 0010-5600mA 

No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA)  No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA) 

1 SAW48-07.0-yyyy 7.0  10  5,600  39.20   26 SAW48-09.5-yyyy 9.5  10  5,053  48.00  

2 SAW48-07.1-yyyy 7.1  10  5,600  39.76   27 SAW48-09.6-yyyy 9.6  10  5,000  48.00  

3 SAW48-07.2-yyyy 7.2  10  5,600  40.32   28 SAW48-09.7-yyyy 9.7  10  4,948  48.00  

4 SAW48-07.3-yyyy 7.3  10  5,600  40.88   29 SAW48-09.8-yyyy 9.8  10  4,898  48.00  

5 SAW48-07.4-yyyy 7.4  10  5,600  41.44   30 SAW48-09.9-yyyy 9.9  10  4,848  48.00  

6 SAW48-07.5-yyyy 7.5  10  5,600  42.00   31 SAW48-10.0-yyyy 10.0  10  4,800  48.00  

7 SAW48-07.6-yyyy 7.6  10  5,600  42.56   32 SAW48-10.1-yyyy 10.1  10  4,752  48.00  

8 SAW48-07.7-yyyy 7.7  10  5,600  43.12   33 SAW48-10.2-yyyy 10.2  10  4,706  48.00  

9 SAW48-07.8-yyyy 7.8  10  5,600  43.68   34 SAW48-10.3-yyyy 10.3  10  4,660  48.00  

10 SAW48-07.9-yyyy 7.9  10  5,600  44.24   35 SAW48-10.4-yyyy 10.4  10  4,615  48.00  

11 SAW48-08.0-yyyy 8.0  10  5,600  44.80   36 SAW48-10.5-yyyy 10.5  10  4,571  48.00  

12 SAW48-08.1-yyyy 8.1  10  5,600  45.36   37 SAW48-10.6-yyyy 10.6  10  4,528  48.00  

13 SAW48-08.2-yyyy 8.2  10  5,600  45.92   38 SAW48-10.7-yyyy 10.7  10  4,486  48.00  

14 SAW48-08.3-yyyy 8.3  10  5,600  46.48   39 SAW48-10.8-yyyy 10.8  10  4,444  48.00  

15 SAW48-08.4-yyyy 8.4  10  5,600  47.04   40 SAW48-10.9-yyyy 10.9  10  4,404  48.00  

16 SAW48-08.5-yyyy 8.5  10  5,600  47.60   41 SAW48-11.0-yyyy 11.0  10  4,364  48.00  

17 SAW48-08.6-yyyy 8.6  10  5,581  48.00   42 SAW48-11.1-yyyy 11.1  10  4,324  48.00  

18 SAW48-08.7-yyyy 8.7  10  5,517  48.00   43 SAW48-11.2-yyyy 11.2  10  4,286  48.00  

19 SAW48-08.8-yyyy 8.8  10  5,455  48.00   44 SAW48-11.3-yyyy 11.3  10  4,248  48.00  

20 SAW48-08.9-yyyy 8.9  10  5,393  48.00   45 SAW48-11.4-yyyy 11.4  10  4,211  48.00  

21 SAW48-09.0-yyyy 9.0  10  5,333  48.00   46 SAW48-11.5-yyyy 11.5  10  4,174  48.00  

22 SAW48-09.1-yyyy 9.1  10  5,275  48.00   47 SAW48-11.6-yyyy 11.6  10  4,138  48.00  

23 SAW48-09.2-yyyy 9.2  10  5,217  48.00   48 SAW48-11.7-yyyy 11.7  10  4,103  48.00  

24 SAW48-09.3-yyyy 9.3  10  5,161  48.00   49 SAW48-11.8-yyyy 11.8  10  4,068  48.00  

25 SAW48-09.4-yyyy 9.4  10  5,106  48.00   50 SAW48-11.9-yyyy 11.9  10  4,034  48.00  
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No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA)  No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA) 

51 SAW48-12.0-yyyy 12.0  10  4,000  48.00   102 SAW48-17.1-yyyy 17.1  10  2,807  48.00  

52 SAW48-12.1-yyyy 12.1  10  3,967  48.00   103 SAW48-17.2-yyyy 17.2  10  2,791  48.00  

53 SAW48-12.2-yyyy 12.2  10  3,934  48.00   104 SAW48-17.3-yyyy 17.3  10  2,775  48.00  

54 SAW48-12.3-yyyy 12.3  10  3,902  48.00   105 SAW48-17.4-yyyy 17.4  10  2,759  48.00  

55 SAW48-12.4-yyyy 12.4  10  3,871  48.00   106 SAW48-17.5-yyyy 17.5  10  2,743  48.00  

56 SAW48-12.5-yyyy 12.5  10  3,840  48.00   107 SAW48-17.6-yyyy 17.6  10  2,727  48.00  

57 SAW48-12.6-yyyy 12.6  10  3,810  48.00   108 SAW48-17.7-yyyy 17.7  10  2,712  48.00  

58 SAW48-12.7-yyyy 12.7  10  3,780  48.00   109 SAW48-17.8-yyyy 17.8  10  2,697  48.00  

59 SAW48-12.8-yyyy 12.8  10  3,750  48.00   110 SAW48-17.9-yyyy 17.9  10  2,682  48.00  

60 SAW48-12.9-yyyy 12.9  10  3,721  48.00   111 SAW48-18.0-yyyy 18.0  10  2,667  48.00  

61 SAW48-13.0-yyyy 13.0  10  3,692  48.00   112 SAW48-18.1-yyyy 18.1  10  2,652  48.00  

62 SAW48-13.1-yyyy 13.1  10  3,664  48.00   113 SAW48-18.2-yyyy 18.2  10  2,637  48.00  

63 SAW48-13.2-yyyy 13.2  10  3,636  48.00   114 SAW48-18.3-yyyy 18.3  10  2,623  48.00  

64 SAW48-13.3-yyyy 13.3  10  3,609  48.00   115 SAW48-18.4-yyyy 18.4  10  2,609  48.00  

65 SAW48-13.4-yyyy 13.4  10  3,582  48.00   116 SAW48-18.5-yyyy 18.5  10  2,595  48.00  

66 SAW48-13.5-yyyy 13.5  10  3,556  48.00   117 SAW48-18.6-yyyy 18.6  10  2,581  48.00  

67 SAW48-13.6-yyyy 13.6  10  3,529  48.00   118 SAW48-18.7-yyyy 18.7  10  2,567  48.00  

68 SAW48-13.7-yyyy 13.7  10  3,504  48.00   119 SAW48-18.8-yyyy 18.8  10  2,553  48.00  

69 SAW48-13.8-yyyy 13.8  10  3,478  48.00   120 SAW48-18.9-yyyy 18.9  10  2,540  48.00  

70 SAW48-13.9-yyyy 13.9  10  3,453  48.00   121 SAW48-19.0-yyyy 19.0  10  2,526  48.00  

71 SAW48-14.0-yyyy 14.0  10  3,429  48.00   122 SAW48-19.1-yyyy 19.1  10  2,513  48.00  

72 SAW48-14.1-yyyy 14.1  10  3,404  48.00   123 SAW48-19.2-yyyy 19.2  10  2,500  48.00  

73 SAW48-14.2-yyyy 14.2  10  3,380  48.00   124 SAW48-19.3-yyyy 19.3  10  2,487  48.00  

74 SAW48-14.3-yyyy 14.3  10  3,357  48.00   125 SAW48-19.4-yyyy 19.4  10  2,474  48.00  

75 SAW48-14.4-yyyy 14.4  10  3,333  48.00   126 SAW48-19.5-yyyy 19.5  10  2,462  48.00  

76 SAW48-14.5-yyyy 14.5  10  3,310  48.00   127 SAW48-19.6-yyyy 19.6  10  2,449  48.00  

77 SAW48-14.6-yyyy 14.6  10  3,288  48.00   128 SAW48-19.7-yyyy 19.7  10  2,437  48.00  

78 SAW48-14.7-yyyy 14.7  10  3,265  48.00   129 SAW48-19.8-yyyy 19.8  10  2,424  48.00  

79 SAW48-14.8-yyyy 14.8  10  3,243  48.00   130 SAW48-19.9-yyyy 19.9  10  2,412  48.00  

80 SAW48-14.9-yyyy 14.9  10  3,221  48.00   131 SAW48-20.0-yyyy 20.0  10  2,400  48.00  

81 SAW48-15.0-yyyy 15.0  10  3,200  48.00   132 SAW48-20.1-yyyy 20.1  10  2,388  48.00  

82 SAW48-15.1-yyyy 15.1  10  3,179  48.00   133 SAW48-20.2-yyyy 20.2  10  2,376  48.00  

83 SAW48-15.2-yyyy 15.2  10  3,158  48.00   134 SAW48-20.3-yyyy 20.3  10  2,365  48.00  

84 SAW48-15.3-yyyy 15.3  10  3,137  48.00   135 SAW48-20.4-yyyy 20.4  10  2,353  48.00  

85 SAW48-15.4-yyyy 15.4  10  3,117  48.00   136 SAW48-20.5-yyyy 20.5  10  2,341  48.00  

86 SAW48-15.5-yyyy 15.5  10  3,097  48.00   137 SAW48-20.6-yyyy 20.6  10  2,330  48.00  

87 SAW48-15.6-yyyy 15.6  10  3,077  48.00   138 SAW48-20.7-yyyy 20.7  10  2,319  48.00  

88 SAW48-15.7-yyyy 15.7  10  3,057  48.00   139 SAW48-20.8-yyyy 20.8  10  2,308  48.00  

89 SAW48-15.8-yyyy 15.8  10  3,038  48.00   140 SAW48-20.9-yyyy 20.9  10  2,297  48.00  

90 SAW48-15.9-yyyy 15.9  10  3,019  48.00   141 SAW48-21.0-yyyy 21.0  10  2,286  48.00  

91 SAW48-16.0-yyyy 16.0  10  3,000  48.00   142 SAW48-21.1-yyyy 21.1  10  2,275  48.00  

92 SAW48-16.1-yyyy 16.1  10  2,981  48.00   143 SAW48-21.2-yyyy 21.2  10  2,264  48.00  

93 SAW48-16.2-yyyy 16.2  10  2,963  48.00   144 SAW48-21.3-yyyy 21.3  10  2,254  48.00  

94 SAW48-16.3-yyyy 16.3  10  2,945  48.00   145 SAW48-21.4-yyyy 21.4  10  2,243  48.00  

95 SAW48-16.4-yyyy 16.4  10  2,927  48.00   146 SAW48-21.5-yyyy 21.5  10  2,233  48.00  

96 SAW48-16.5-yyyy 16.5  10  2,909  48.00   147 SAW48-21.6-yyyy 21.6  10  2,222  48.00  

97 SAW48-16.6-yyyy 16.6  10  2,892  48.00   148 SAW48-21.7-yyyy 21.7  10  2,212  48.00  

98 SAW48-16.7-yyyy 16.7  10  2,874  48.00   149 SAW48-21.8-yyyy 21.8  10  2,202  48.00  

99 SAW48-16.8-yyyy 16.8  10  2,857  48.00   150 SAW48-21.9-yyyy 21.9  10  2,192  48.00  

100 SAW48-16.9-yyyy 16.9  10  2,840  48.00   151 SAW48-22.0-yyyy 22.0  10  2,182  48.00  

101 SAW48-17.0-yyyy 17.0  10  2,824  48.00   152 SAW48-22.1-yyyy 22.1  10  2,172  48.00  
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No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA)  No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA) 

153 SAW48-22.2-yyyy 22.2  10  2,162  48.00   163 SAW48-23.2-yyyy 23.2  10  2,069  48.00  

154 SAW48-22.3-yyyy 22.3  10  2,152  48.00   164 SAW48-23.3-yyyy 23.3  10  2,060  48.00  

155 SAW48-22.4-yyyy 22.4  10  2,143  48.00   165 SAW48-23.4-yyyy 23.4  10  2,051  48.00  

156 SAW48-22.5-yyyy 22.5  10  2,133  48.00   166 SAW48-23.5-yyyy 23.5  10  2,043  48.00  

157 SAW48-22.6-yyyy 22.6  10  2,124  48.00   167 SAW48-23.6-yyyy 23.6  10  2,034  48.00  

158 SAW48-22.7-yyyy 22.7  10  2,115  48.00   168 SAW48-23.7-yyyy 23.7  10  2,025  48.00  

159 SAW48-22.8-yyyy 22.8  10  2,105  48.00   169 SAW48-23.8-yyyy 23.8  10  2,017  48.00  

160 SAW48-22.9-yyyy 22.9  10  2,096  48.00   170 SAW48-23.9-yyyy 23.9  10  2,008  48.00  

161 SAW48-23.0-yyyy 23.0  10  2,087  48.00   171 SAW48-24.0-yyyy 24.0  10  2,000  48.00  

162 SAW48-23.1-yyyy 23.1  10  2,078  48.00         
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