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RS Stock number 213-203 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Description: 

HSS TiN Coated, High Speed Steel Titanium nitride coated drill bit. 

Product Details: 
 
• Straight shank 
• Right hand cutting 
• DIN338; BS328-ISO235/1 
• Standard     : DIN338 right hand spiral 
• Material      : HSS M2 
• Point Angle : 118° 
• Surface        : Tin-coated 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price.
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http://uk.rs-online.com/web/p/twist-drill-bits/0213203/?searchTerm=213-203&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3231332D32303326
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http://uk.rs-online.com/web/p/twist-drill-bits/0213203/?searchTerm=213-203&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3231332D32303326


EN 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Dimension: 

RS Stock No. Dia.(mm) Overall Length(mm) Flute Length(mm) 
213-887 1.0 34 12 
213-900 1.1 36 14 

213-310 1.2 38 16 
213-893 1.3 38 16 
213-376 1.4 40 18 
213-871 1.5 40 18 
213-859 1.6 43 20 
213-433 1.7 43 20 
213-865 1.8 46 22 
213-972 1.9 46 22 
213-916 2.0 49 24 
213-966 2.1 49 24 
213-950 2.2 53 27 

213-944 2.3 53 27 
213-938 2.4 57 30 
213-922 2.5 57 30 
213-843 2.6 57 30 
213-764 2.7 61 33 
213-758 2.8 61 33 
213-427 2.9 61 33 
213-411 3.0 61 33 
213-382 3.1 65 36 
213-405 3.2 65 36 

213-398 3.3 65 36 
213-742 3.4 70 39 
213-304 3.5 70 39 
213-720 3.6 70 39 
213-714 3.7 70 39 
213-736 3.8 75 43 
213-837 3.9 75 43 
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