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4 x 54W OPEN VERSION 
BROAD DISTRIBUTION
D.L.O.R. 80% U.L.O.R. 0%

Factor: 
4 x 80W = 1.06

4 x 54W OPEN VERSION 
NARROW DISTRIBUTION
D.L.O.R. 74% U.L.O.R. 0%

Factor: 
4 x 80W = 1.04

DIMENSIONS

54W - 1250  /  80W - 1550

54W - 1080 CRS.  /  80W - 1380 CRS.

54W - 950 CRS.   /  80W - 1250 CRS.

54W - 990 CRS.   /  80W - 1290 CRS.

6 slots
7 x 20

3 holes
9 dia.

3 holes
21 dia. 100

80

247 350
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ACCESSORIES
   APPROX. 
 DESCRIPTION CAT. No. kg

 Kit of 3 spacers for trunking fix SW 11792 0.22

ECO-SPORT (DSI types only) -  
An impact resistant simple,  
light level controller with three  
programmable preset levels.

Cat No. ECO 13551

248  www.thorlux.com/high-and-low-bay          Dec ‘12

www.thorlux.com/high


 
High output T5 luminaires SOLOW T5

SPECIFICATION

IP20

Open version

l Zinc coated steel body and back  
 plate finished full polyester,  
 non-yellowing white
l Lockable quick-release latches detach  
 body from backplate for easy access
l Open and protected versions  
 (covers, wire guards and louvres  
 supplied fitted)
l Solow T5 enables full compliance  
 with ‘Recommendations for Sports  
 Hall Lighting’ provided by U.K.  
 Sports Council
l Smart versions, suitable for  
 use up to 10m mounting height 

Polycarbonate coverSmart version Wire guard

     POLYCARBONATE  WIRE  GLARE REDUCTION   
 NOMINAL  OPEN APPROX. COVER APPROX. GUARD APPROX. LOUVRE APPROX.  
 SIZE (mm) LAMP VERSION kg VERSION kg VERSION kg VERSION kg CIRCUIT

           Broad Distribution
 1200 4 x 54W T5 SW 13286D 11.3 SW 13287D 13.2 SW 13288D 12.8 SW 13289D 12.0  
 1500 4 x 80W T5 SW 13290D 12.6   SW 13291D 14.5 SW 13292D 13.4 

           Narrow Distribution
 1200 4 x 54W T5 SW 13293D 11.3 SW 13294D 13.2 SW 13295D 12.8 SW 13296D 12.0  
 1500 4 x 80W T5 SW 13297D 12.6   SW 13298D 14.5 SW 13299D 13.4 

           Broad Distribution
 1200 4 x 54W T5 SW 12062 11.2 SW 12064 13.1 SW 12194 12.7 SW 12195 11.9 J/D/T 
 1500 4 x 80W T5 SW 12066 12.5   SW 12196 14.4 SW 12197 13.3 J/D/T

           Narrow Distribution
 1200 4 x 54W T5 SW 12063 11.2 SW 12065 13.1 SW 12198 12.7 SW 12199 11.9 J/D/T 
 1500 4 x 80W T5 SW 12067 12.5   SW 12200 14.4 SW 12201 13.3 J/D/T

RANGE

CIRCUIT TYPE - suffix catalogue number with: 
J - non-dimming (HF fluorescent)  /  D - dimming (1-10V)  /  T - dimming (DSI)     e.g. SW 12062J etc. 
Smart versions use digital dimming gear and are always suffixed D

EMERGENCY VERSION - prefix catalogue number with: 
ESW - Emergency  /  TSW - AutoTest     e.g. ESW 12062J etc. 
Emergency and AutoTest versions add 0.7kg to weights listed.

Lamps must be ordered separately
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Web Link:  Smart System

 Certified as ball impact resistant to  
 DIN EN 18032 Part 3 VDE 0710 Part 13

http://www.thorlux.com/smart-presence-detection
http://www.thorlux.com/smart-presence-detection
http://www.thorlux.com/lamps
www.thorlux.com/high
http://www.thorlux.com/control-systems/smart

