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Datasheet

RS PRO Axial Fan
Stock No: 1444131, 1444133, 1444132, 1444134

6196517 2 12 VDC 3750     120 51 dB .42 H₂O
5415429 2 12 VDC 3300     107 48 dB .33 H₂O
5415435 2 24 VDC 3750     120 51 dB .42 H₂O
1444131 2 24 VDC 2900       93 44 dB .27 H₂O
1444133 2 48 VDC 2900       93 44 dB .27 H₂O
1444132 2 24 VDC 3300     107 48 dB .33 H₂O
1444134 2 48 VDC 3300     107 48 dB .33 H₂O

Model #   Pg #   Voltage RPM     CFM  Noise        Max Static 
Level         Pressure 



6196517 2 12 VDC 3750     120 51 dB .42 H₂O
5415429 2 12 VDC 3300     107 48 dB .33 H₂O
5415435 2 24 VDC 3750     120 51 dB .42 H₂O
1444131 2 24 VDC 2900       93 44 dB .27 H₂O
1444133 2 48 VDC 2900       93 44 dB .27 H₂O
1444132 2 24 VDC 3300     107 48 dB .33 H₂O
1444134 2 48 VDC 3300     107 48 dB .33 H₂O
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Level         Pressure 
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