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DMN100

N-CHANNEL ENHANCEMENT MODE FIELD EFFECT TRANSISTOR

Features

Mechanical Data

Extremely Low On-Resistance: 170mQ @ Vgs = 4.5V
High Drain Current: 1.1A

Ideal for Notebook Computer, Portable Phone, PCMCIA
Cards, and Battery Powered Circuits

Lead Free By Design/RoHS Compliant (Note 2)
Qualified to AEC-Q101 Standards for High Reliability
ESD Protected Gate

"Green" Device (Note 3)

TOP VIEW

SC-59

Case: SC-59

Case Material: Molded Plastic, "Green" Molding Compound.
UL Flammability Classification Rating 94V-0

Moisture Sensitivity: Level 1 per J-STD-020C

Terminals: Finish - Matte Tin annealed over Copper leadframe.
Solderable per MIL-STD-202, Method 208

Terminal Connections: See Diagram
Marking Information: See Page 3
Ordering Information: See Page 3
Weight: 0.008 grams (approximate)
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TOP VIEW

Maximum RatingsS @Ta = 25°C unless otherwise specified

Characteristic Symbol Value Units
Drain-Source Voltage Vpss 30 \%
Gate-Source Voltage Continuous VGss +20 \%
Drain Current Continuous | 1.1 A
Pulsed P 4.0
Thermal CharacteristicS @Ta = 25°C unless otherwise specified
Characteristic Symbol Value Units
Total Power Dissipation Pd 500 mw
Thermal Resistance, Junction to Ambient RgJa 250 K/W
Operating and Storage Temperature Range Tj, Tste -55 to +150 °C
Notes: 1. Pulse width < 300ps, duty cycle < 2%.
2. No purposefully added lead.
3. Diodes Inc.'s "Green" Policy can be found on our website at http://www.diodes.com/products/lead_free/index.php.
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Electrical CharacteristiCS @Tta = 25°C unless otherwise specified
Characteristic [Symbol[ Min [ Typ | Max [ Unit | Test Condition
OFF CHARACTERISTICS (Note 4)
Drain-Source Breakdown Voltage BVpss 30 — — V Vgs = 0V, Ip = 250pA
Zero Gate Voltage Drain Current @ Tj= 25°C 1.0 _ _
@ T = 125°C Ipss 10 pA  |Vps =24V, Vgs = 0V
Gate-Body Leakage less — — + 100 nA Vgs =+ 12V, Vps = 0V
ON CHARACTERISTICS (Note 4)
Gate Threshold Voltage VGs(th) 1.0 — 3.0 Vv Vps = 10V, Ip = 1.0mA
. . . 0.170 Vgs = 4.5V, Ip = 0.5A
Static Drain-Source On-Resistance Rps (on) — — 0.240 Ves = 10V, Ip = 1.0A
Forward Transconductance grs 1.3 2.4 — S Vps = 10V, Ip = 0.5A
DYNAMIC CHARACTERISTICS
Input Capacitance Ciss — 150 — pF Vo = 10V, Vee = 0V
Output Capacitance Coss — 90 — PF_|; _DS:L_OMHZ’ Gs~
Reverse Transfer Capacitance Crss — 30 — pF '
Total Gate Charge Qq — 5.5 — nC _ _
Gate-to-Source Charge Qqgs — 0.8 — nC xDS ~ ié\\// Io=1.04,
Gate-to-Drain Charge Qqd — 1.3 — nC s
SWITCHING CHARACTERISTICS
Turn-On Delay Time tbon) — 10 — ns
Turn-Off Delay Time tD(oFF) — 25 — ns Vpp = 10V, Ip=0.5A,
Turn-On Rise Time tr — 15 — ns Vgs = 5.0V, Rgen = 50Q
Turn-Off Fall Time t — 45 — ns
SOURCE-DRAIN RATINGS (BODY DIODE)
Continuous Source Current Is — — 0.54 A —
Pulse Source Current Ism — — 4.0 A —
Forward Voltage Vsp — — 1.2 \% Ir = 1.0A, Vgs =0V
Reverse Recovery Time trr — 35 — ns I = 1.0A, di/dt = 50A/us
Notes: 4. Pulse width < 300ps, duty cycle < 2%.
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Fig. 1 On-Region Characteristics Fig. 2 On-Resistance vs. Drain Current
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Ordering Information (Note 5)

Part Number

Case

Packaging

DMN100-7-F

SC-59

3000/Tape & Reel

Notes:

5. For packaging details, go to our website at http://www.diodes.com/datasheets/ap02007.pdf.

Marking Information

M11 = Product Type Marking Code

S YM = Date Code Marking
M11  $ | v=vearex: T=2006
M = Month ex: 9 = September
Date Code Key
Year 2006 2007 2008 2009 2010 2011 2012
Code T U \% W X Y z
Month Jan Feb Mar Apr May Jun Jul Aug Sep Oct Nov Dec
Code 1 2 3 4 5 6 7 8 9 (0] N D
Package Outline Dimensions
A
_’H‘_ E— SC-59
: Dim Min Max
i A 0.35 0.50
Ir--ToPViEW--tB C B 1.50 1.70
; | c 2.70 3.00
' D 0.95
G — G 1.90
H 2.90 3.10
+ H ' \ 3 0013 | 0.10
K —_ " K 1.00 1.30
_L _'N_ v L 0.35 0.55
M 0.10 0.20
3 L‘ ITI J N 0.70 0.80
D o1 0° 8°
All Dimensions in mm
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IMPORTANT NOTICE

Diodes Incorporated and its subsidiaries reserve the right to make modifications, enhancements, improvements, corrections or other changes
without further notice to any product herein. Diodes Incorporated does not assume any liability arising out of the application or use of any product
described herein; neither does it convey any license under its patent rights, nor the rights of others. The user of products in such applications shall
assume all risks of such use and will agree to hold Diodes Incorporated and all the companies whose products are represented on our website,

harmless against all damages.

LIFE SUPPORT

Diodes Incorporated products are not authorized for use as critical components in life support devices or systems without the expressed written

approval of the President of Diodes Incorporated.

DMN100
Document number: DS30049 Rev. 7 - 2

4 of 4
www.diodes.com

November 2007

© Diodes Incorporated




	Features
	Mechanical Data
	Marking Information
	Package Outline Dimensions
	Suggested Pad Layout


<<
  /ASCII85EncodePages false
  /AllowTransparency false
  /AutoPositionEPSFiles true
  /AutoRotatePages /All
  /Binding /Left
  /CalGrayProfile (Dot Gain 20%)
  /CalRGBProfile (sRGB IEC61966-2.1)
  /CalCMYKProfile (U.S. Web Coated \050SWOP\051 v2)
  /sRGBProfile (sRGB IEC61966-2.1)
  /CannotEmbedFontPolicy /Warning
  /CompatibilityLevel 1.4
  /CompressObjects /Tags
  /CompressPages true
  /ConvertImagesToIndexed true
  /PassThroughJPEGImages true
  /CreateJDFFile false
  /CreateJobTicket false
  /DefaultRenderingIntent /Default
  /DetectBlends true
  /DetectCurves 0.0000
  /ColorConversionStrategy /LeaveColorUnchanged
  /DoThumbnails false
  /EmbedAllFonts true
  /EmbedOpenType false
  /ParseICCProfilesInComments true
  /EmbedJobOptions true
  /DSCReportingLevel 0
  /EmitDSCWarnings false
  /EndPage -1
  /ImageMemory 1048576
  /LockDistillerParams false
  /MaxSubsetPct 100
  /Optimize true
  /OPM 1
  /ParseDSCComments true
  /ParseDSCCommentsForDocInfo true
  /PreserveCopyPage true
  /PreserveDICMYKValues true
  /PreserveEPSInfo true
  /PreserveFlatness true
  /PreserveHalftoneInfo false
  /PreserveOPIComments false
  /PreserveOverprintSettings true
  /StartPage 1
  /SubsetFonts true
  /TransferFunctionInfo /Apply
  /UCRandBGInfo /Preserve
  /UsePrologue false
  /ColorSettingsFile ()
  /AlwaysEmbed [ true
  ]
  /NeverEmbed [ true
  ]
  /AntiAliasColorImages false
  /CropColorImages true
  /ColorImageMinResolution 300
  /ColorImageMinResolutionPolicy /OK
  /DownsampleColorImages true
  /ColorImageDownsampleType /Bicubic
  /ColorImageResolution 300
  /ColorImageDepth -1
  /ColorImageMinDownsampleDepth 1
  /ColorImageDownsampleThreshold 1.50000
  /EncodeColorImages true
  /ColorImageFilter /DCTEncode
  /AutoFilterColorImages true
  /ColorImageAutoFilterStrategy /JPEG
  /ColorACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /ColorImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000ColorACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000ColorImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasGrayImages false
  /CropGrayImages true
  /GrayImageMinResolution 300
  /GrayImageMinResolutionPolicy /OK
  /DownsampleGrayImages true
  /GrayImageDownsampleType /Bicubic
  /GrayImageResolution 300
  /GrayImageDepth -1
  /GrayImageMinDownsampleDepth 2
  /GrayImageDownsampleThreshold 1.50000
  /EncodeGrayImages true
  /GrayImageFilter /DCTEncode
  /AutoFilterGrayImages true
  /GrayImageAutoFilterStrategy /JPEG
  /GrayACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /GrayImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000GrayACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000GrayImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasMonoImages false
  /CropMonoImages true
  /MonoImageMinResolution 1200
  /MonoImageMinResolutionPolicy /OK
  /DownsampleMonoImages true
  /MonoImageDownsampleType /Bicubic
  /MonoImageResolution 1200
  /MonoImageDepth -1
  /MonoImageDownsampleThreshold 1.50000
  /EncodeMonoImages true
  /MonoImageFilter /CCITTFaxEncode
  /MonoImageDict <<
    /K -1
  >>
  /AllowPSXObjects false
  /CheckCompliance [
    /None
  ]
  /PDFX1aCheck false
  /PDFX3Check false
  /PDFXCompliantPDFOnly false
  /PDFXNoTrimBoxError true
  /PDFXTrimBoxToMediaBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXSetBleedBoxToMediaBox true
  /PDFXBleedBoxToTrimBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXOutputIntentProfile ()
  /PDFXOutputConditionIdentifier ()
  /PDFXOutputCondition ()
  /PDFXRegistryName ()
  /PDFXTrapped /False

  /Description <<
    /CHS <FEFF4f7f75288fd94e9b8bbe5b9a521b5efa7684002000500044004600206587686353ef901a8fc7684c976262535370673a548c002000700072006f006f00660065007200208fdb884c9ad88d2891cf62535370300260a853ef4ee54f7f75280020004100630072006f0062006100740020548c002000410064006f00620065002000520065006100640065007200200035002e003000204ee553ca66f49ad87248672c676562535f00521b5efa768400200050004400460020658768633002>
    /CHT <FEFF4f7f752890194e9b8a2d7f6e5efa7acb7684002000410064006f006200650020005000440046002065874ef653ef5728684c9762537088686a5f548c002000700072006f006f00660065007200204e0a73725f979ad854c18cea7684521753706548679c300260a853ef4ee54f7f75280020004100630072006f0062006100740020548c002000410064006f00620065002000520065006100640065007200200035002e003000204ee553ca66f49ad87248672c4f86958b555f5df25efa7acb76840020005000440046002065874ef63002>
    /DAN <>
    /DEU <>
    /ESP <>
    /FRA <>
    /ITA <>
    /JPN <>
    /KOR <FEFFc7740020c124c815c7440020c0acc6a9d558c5ec0020b370c2a4d06cd0d10020d504b9b0d1300020bc0f0020ad50c815ae30c5d0c11c0020ace0d488c9c8b85c0020c778c1c4d560002000410064006f0062006500200050004400460020bb38c11cb97c0020c791c131d569b2c8b2e4002e0020c774b807ac8c0020c791c131b41c00200050004400460020bb38c11cb2940020004100630072006f0062006100740020bc0f002000410064006f00620065002000520065006100640065007200200035002e00300020c774c0c1c5d0c11c0020c5f40020c2180020c788c2b5b2c8b2e4002e>
    /NLD (Gebruik deze instellingen om Adobe PDF-documenten te maken voor kwaliteitsafdrukken op desktopprinters en proofers. De gemaakte PDF-documenten kunnen worden geopend met Acrobat en Adobe Reader 5.0 en hoger.)
    /NOR <>
    /PTB <>
    /SUO <>
    /SVE <>
    /ENU (Use these settings to create Adobe PDF documents for quality printing on desktop printers and proofers.  Created PDF documents can be opened with Acrobat and Adobe Reader 5.0 and later.)
  >>
  /Namespace [
    (Adobe)
    (Common)
    (1.0)
  ]
  /OtherNamespaces [
    <<
      /AsReaderSpreads false
      /CropImagesToFrames true
      /ErrorControl /WarnAndContinue
      /FlattenerIgnoreSpreadOverrides false
      /IncludeGuidesGrids false
      /IncludeNonPrinting false
      /IncludeSlug false
      /Namespace [
        (Adobe)
        (InDesign)
        (4.0)
      ]
      /OmitPlacedBitmaps false
      /OmitPlacedEPS false
      /OmitPlacedPDF false
      /SimulateOverprint /Legacy
    >>
    <<
      /AddBleedMarks false
      /AddColorBars false
      /AddCropMarks false
      /AddPageInfo false
      /AddRegMarks false
      /ConvertColors /NoConversion
      /DestinationProfileName ()
      /DestinationProfileSelector /NA
      /Downsample16BitImages true
      /FlattenerPreset <<
        /PresetSelector /MediumResolution
      >>
      /FormElements false
      /GenerateStructure true
      /IncludeBookmarks false
      /IncludeHyperlinks false
      /IncludeInteractive false
      /IncludeLayers false
      /IncludeProfiles true
      /MultimediaHandling /UseObjectSettings
      /Namespace [
        (Adobe)
        (CreativeSuite)
        (2.0)
      ]
      /PDFXOutputIntentProfileSelector /NA
      /PreserveEditing true
      /UntaggedCMYKHandling /LeaveUntagged
      /UntaggedRGBHandling /LeaveUntagged
      /UseDocumentBleed false
    >>
  ]
>> setdistillerparams
<<
  /HWResolution [2400 2400]
  /PageSize [612.000 792.000]
>> setpagedevice


