
Range features

PRODUCT OVERVIEW

Orde ring numbe r 0035215

Te chnology Compact Fluorescent

Light  co lour 827 Homelight

Ene rgy class A

Ave rage  life  (Rate d)  (h) 10000

Lamp shape Spiral

Lamp f inish Frosted

Dimmable No

Cap/Base E27

Type SPIRAL

EAN code 5410288352152

CRI (Ra) 80

Colour te mpe rature  (K) 2700

Luminous f lux (Rate d)  ( lm) 900

Ef f icacy (Rate d)  ( lm/w) 60

Watt  (Nominal)  (W) 15

Equivale nt  wat t  (W) 70

Voltage  (V) 220-240

Mini-Lynx Fast Start Spiro
ML SPIRAL 827 E27 15W SLV

0035215
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DATA TABLE

General data

Dry applicat ions use  only Yes

Te chnology Compact Fluorescent

Orde ring numbe r 0035215

Ene rgy saving lamp Yes

Ave rage  life  (Rate d)  (h) 10000

Ene rgy class A

Ave rage  life  (Nominal)  (h) 10000

Lamp f inish Frosted

Lamp shape Spiral

Dimmable No

Cap/Base E27

Type SPIRAL

EAN code 5410288352152

E-numbe r FI 4940402

E-numbe r SE 8357562

Long de script ion
Product  name ML SPIRAL 827 E27 15W SLV

Lamp me rcury conte nt  (mg) <2

Start ing t ime  (max)  (s) <1.0

Warm-up t ime  to  6 0% of  full l ight  (max)
(s)

<40

Contro l ge ar re quire d NO

Inte nde d purpose General lighting

No. of  switching cycle s be fore  pre mature
failure  (min)

30000

Spe cial purpose  lamp No

Transforme r re quire d No

Sale s pack quant ity 10

Opt imal ope rat ing condit ion ( °C) 25

Optical data

Light  co lour 827 Homelight

CRI (Ra) 80

Colour te mpe rature  (K) 2700

Luminous f lux (Rate d)  ( lm) 900

Lume n mainte nance  at  e nd of  nominal life
(%)

65

Luminous f lux (Nominal)  ( lm) 900

Mini-Lynx Fast Start Spiro
ML SPIRAL 827 E27 15W SLV
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Electrical data

kWh pe r 1000 hours burning t ime 15

Ef f icacy (Rate d)  ( lm/w) 60

Watt  (Rate d)  (W) 15

Watt  (Nominal)  (W) 15

Equivale nt  wat t  (W) 70

Voltage  (V) 220-240

Lamp powe r factor =0.55

Physical data

We ight  (kg) 0.05

Lamp Le ngth (mm)  -  C/L 104±3

Max. Lamp Diame te r (mm)  -  D 45±1

Single  packaging type Box/Sleeve

Single  package  d ime nsions (L x W x H)
(cm)

12.00 x 5.00 x 5.00

Oute r package  d ime nsions (L x W x H)
(cm)

26.00 x 11.00 x 14.00
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TECHNICAL DRAWINGS

ENERGY LABEL
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