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3M™ Scotchlok™ Ring Tongues

Vinyl Insulated Butted Seam Ring Tongues (continued)

Order No. UPC
Conductor

Size
Stud Size (W) (C) (L) (E) Thickness

Barrel

I.D.

Max. Insul.

Dia.

Terminals

per Carton

Terminals

per Case

MVU14-4R/SK 054007-01444 16 - 14 AWG 4 0.25" 0.22" 0.80" 0.67" 0.030" 0.070" 0.145" - 1000

MVU14-6R/SK 054007-01446 16 - 14 AWG 6 0.25" 0.22" 0.80" 0.67" 0.030" 0.070" 0.145" - 1000

MVU14-6R/SX 051128-58818 16 - 14 AWG 6 0.25" 0.22" 0.80" 0.67" 0.030" 0.070" 0.145" 100 500

MVU14-8RK 054007-01450 16 - 14 AWG 8 0.33" 0.29" 0.90" 0.74" 0.030" 0.070" 0.145" - 1000

MVU14-8RX 051128-58880 16 - 14 AWG 8 0.33" 0.29" 0.90" 0.74" 0.030" 0.070" 0.145" 100 500

MVU14-8R/LK 054007-01451 16 - 14 AWG 8 0.31" 0.33" 0.93" 0.78" 0.030" 0.070" 0.145" - 1000

MVU14-8R/SK 054007-01449 16 - 14 AWG 8 0.25" 0.22" 0.80" 0.67" 0.030" 0.070" 0.145" - 1000

MVU14-8R/SX 051128-58887 16 - 14 AWG 8 0.25" 0.22" 0.80" 0.67" 0.030" 0.070" 0.145" 100 500

MVU14-10R/LK 054007-01453 16 - 14 AWG 10 0.31" 0.33" 0.93" 0.78" 0.030" 0.070" 0.145" - 1000

MVU14-10RK 054007-01452 16 - 14 AWG 10 0.33" 0.29" 0.90" 0.74" 0.030" 0.070" 0.145" - 1000

MVU14-10RX 051128-58819 16 - 14 AWG 10 0.33" 0.29" 0.90" 0.74" 0.030" 0.070" 0.145" 100 500

MVU14-14R/SK 054007-01454 16 - 14 AWG 1/4" 0.47" 0.40" 1.08" 0.85" 0.030" 0.070" 0.145" - 1000

MVU14-14R/SX 051128-58820 16 - 14 AWG 1/4" 0.47" 0.40" 1.08" 0.85" 0.030" 0.070" 0.145" 100 500

MVU14-38RK 054007-01458 16 - 14 AWG 3/8" 0.56" 0.40" 1.13" 0.85" 0.030" 0.070" 0.145" - 1000

MVU14-38R/SX 051128-58821 16 - 14 AWG 3/8" - - - - 0.030" 0.070" 0.145" 100 500

MVU14-516R/SK 054007-01456 16 - 14 AWG 5/16" 0.47" 0.40" 1.08" 0.85" 0.030" 0.070" 0.145" - 1000

MVU10-4R/SK 054007-01946 12 - 10 AWG 4 0.28" 0.29" 0.98" 0.84" 0.040" 0.135" 0.250" - 500

MVU10-6RK 054007-01948 12 - 10 AWG 6 0.38" 0.29" 1.03" 0.84" 0.040" 0.135" 0.250" - 500

MVU10-6RX 051128-58854 12 - 10 AWG 6 0.38" 0.29" 1.03" 0.84" 0.040" 0.135" 0.250" 50 500

MVU10-8RK 054007-01950 12 - 10 AWG 8 0.38" 0.29" 1.03" 0.84" 0.040" 0.135" 0.250" - 500

MVU10-8RX 051128-58879 12 - 10 AWG 8 0.38" 0.29" 1.03" 0.84" 0.040" 0.135" 0.250" 50 500

MVU10-8R/SX 051128-58881 12 - 10 AWG 8 0.28" 0.29" 0.98" 0.84" 0.040" 0.135" 0.250" 50 500

MVU10-10RK 054007-01951 12 - 10 AWG 10 0.38" 0.29" 1.03" 0.84" 0.040" 0.135" 0.250" - 500

MVU10-10RX 051128-58824 12 - 10 AWG 10 0.38" 0.29" 1.03" 0.84" 0.040" 0.135" 0.250" 50 500

MVU10-14R/SK 054007-01952 12 - 10 AWG 1/4" 0.53" 0.44" 1.26" 0.99" 0.040" 0.135" 0.250" - 500

MVU10-14R/SX 051128-58825 12 - 10 AWG 1/4" 0.53" 0.44" 1.26" 0.99" 0.040" 0.135" 0.250" 50 500

MVU10-38R/SK 054007-01956 12 - 10 AWG 3/8" 0.54" 0.44" 1.26" 0.99" 0.040" 0.135" 0.250" - 500

MVU10-38R/SX 051128-58882 12 - 10 AWG 3/8" 0.54" 0.44" 1.26" 0.99" 0.040" 0.135" 0.250" 50 500

MVU10-38RX 051128-58826 12 - 10 AWG 3/8" 0.59" 0.44" 1.29" 0.99" 0.040" 0.135" 0.250" 50 500

MVU10-516R/SK 054007-01954 12 - 10 AWG 5/16" 0.53" 0.44" 1.26" 0.99" 0.040" 0.135" 0.250" - 500
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