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Wentouses electromagnéiiques ¢ Electromagnets = Secunly electromagneis
7.80.05

Holding power off, this electromagnet is compliant with NF 5 61-937 standard. It is used to

retain smoke exhaust. ventilation flap or fire proof compartmentation devices. <>

Its holding force is 15 daN. (0 .
For best realese, the electromagnet must be energized with at least 3 pulses (pulse duration :

less than 1sec.).

FolResidual force (N) : 15 at 90% of rated voltage Sign up now to our e-newsletter
I—ii‘“"" e : 24 or 48 Vdc
100 ption W) :3,5 ox
Position monitoring : No
Protection rating EN 60 529 : IP 40
Weight (g) : 150
Temperature rating : B
Service operating temperature :-5° C, +40° C
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