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NOTES: SKETCH MAP PRINTING | = B==a
1. Threaded Stud Torque Limits (M6):10Nm,(M8):13.4Nm | 9 =
2. HVIL Connector: MSD-HVIL-2S _ ! — IS
Contact Pin: Crimping Type For 0.5~1.0MM*2Cable PANEL CUT-OUT OF REAR MOUNTING
3. Height Of Panel With Screw: 10mm Max. (Rear Mounting) BREFR, ERSERERT, REAR MOUNTING
4. Max Lugs Terminals 95mm”2 If Added Reaf Block
Max Lugs Terminals 120mm*2 If Withoutl Reaf Block DIMENSIONS | TOLERANCES | PROJECTION TITLE
5. Shell Material :PA66+GF ,UL94V0 asiviesm | x4 Amohenol Pcd Shenzhen MSD RECEPTACLE ASSEMBLY
6. Sealing:Mated IP67,1P6KIK ONITS: b 0 s05 | (Q) ] lawer REAR MOUNTING
7. Operating Temperature : -40°C to +125°C Prof FILE ANGLES SKY
8. Durability:>=50 Cycles ORIGINAL 1S DOCUMENT ConTans | 0P SIZE | DWG NO. REV
9. Standards:Uscar-2,Uscar-37 _NOTFOR || PROPRIETARY INFORUATION WhiCH | A3 MSDFO0OR A
DISTRIBUTION OF ANPHENOL PCD SHENZHEN CODE: 58982 SCALE: 35 SHEET 1 OF 1




