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MICROPHONE SPECIFICATIONS

IEH:
1. ITEM: DESKTOP MICROPHONE

TR

2. PART NO.: 3603955

HRA:
3. ELECTRONICAL SPECIFICATIONS:
3.1 Directional Characteristics : Omni—Directional
3.2 Frequency : 70 Hz ~ 16,000 Hz
3.3 Impedance : 2000 = 30% (at 1,000 Hz)
3.4 Sensitivity : —-66 dB £ 3 dB (0 dB = 1 v\u bar

1,000 Hz indicated by open circuit)
3.5 Operating Voltage : Phantom Power; 9V~48V D.C.
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4. MECHANICAL SPECIFICATIONS:
4.1 Dimension 980 x 272 mm
4.2 Connector . 3—Pin XLR(male)
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5. METHOD OF MEASUREMENT:
According to JIS C—-5502
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6. TEST INSTRUMENT :
Briiel & Kjeer — Type 2012 with digital turntable system
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7. FREQUENCY RESPONSE CURVE:
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