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Squids 3724 Cold Shrink Tool Trap

FEATURES

Approved to the ANSI/ISEA 121-2018 standard
Cold Shrink technology requires no heat source
EPDM rubber resists acids and extreme temps
No other tools needed to create secure connection

SPECIFICATIONS

MATERIALS RUBBER
MAX WEIGHT RATING 10 LBS / 4.5 KG
PRODUCT FEATURES NON-MARRING
PRODUCT TYPE TOOL ATTACHMENT
PROTECTION NON-CONDUCTIVE
RISK/INJURY FALLING OBJECTS
STANDARDS/COMPLIANCE ANSI/ISEA 121
TOOL GEOMETRY CAPTIVE HANDLE, CAPTIVE

WAIST, NON-CAPTIVE
TOOL OR EQUIPMENT TYPE HAMMERS / STRIKING, PLIERS /

CUTTING, PRY / WRECKING
BARS, WRENCHES

ORDER MULTIPLES

ORDER IN MULTIPLES OF: 1

ITEMS

ITEM # COLOR SIZE
19724 BLACK 4IN (10.1CM)

  

tel:800-225-8238
tel:651-642-9889
mailto:support@ergodyne.com
https://maps.google.com/?q=44.971957,-93.153107


1/7/22, 12:37 PM Squids 3724 Cold Shrink Tool Trap | Ergodyne

https://www.ergodyne.com/product-specs/1386 2/2

For more information, visit https://www.ergodyne.com/squids-
3724-cold-shrink-trap.html
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