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ESD Tweezers 
45-015-xxxx  
 
Tweezers for safe use on sensitive electronic components. 
 
Technical data: 

Surface resistance Rs:  < 1 x 104 Ω 
Application standards:   IEC 61340 
 

High precision stainless steel tweezers 

High grade 
Stainless steel bow 
Acid & corrosion resistant 
Anti-magnetic to prevent electro-magnetic damage 
Polished with matt surface 
 

Type Size  
Width - Depth - Height 

mm 

Weight 

g 

Features Picture Part Nr. 

00.SA 10 / 13 / 123 22 Strong, flat edges, thick 
 

45-015-1461 

2.SA 11 / 10 / 122 17 Flat sharp fine tips 
 

45-015-0195A 

3C.SA 10 / 5 / 110 11 Fine, sharp tips, straight  45-015-0475A 

4.SA 8 / 10 / 105  10 Fine straight tips 
 

45-015-1464 

5.SA 10 / 5 / 110 12 Super fine tips, straight  45-015-0675A 

5B.SA 10 / 5 / 110  11 Super fine tips, angled at 60°   45-015-0835A 

5C.SA 10 / 8 / 115 12 
Super fine tips, offset & angled  

at 60° 
 

 45-015-0840A 

7.SA 10 / 5 / 115 14 Fine, curved tips  45-015-1000A 

22.SA 10 / 7 / 150 18 
Fine bend tips, fine cross cut 

inside  45-015-1462 
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Stainless steel tweezers with carbon fibre tips 

Carbon fibre tips allow for safe handling of highly sensitive electrical components  
High grade, stainless steel bow 
Acid & corrosion resistant  
Precision welded joint for consistent, repetitive action  
Antimagnetic to prevent electro-magnetic damage  
Heat resistant up to 270ºC for safe use  
 

    

 

Description Size  

mm 

Weight  

g 

Features Picture Part Nr. 

249CFR.SA 
A: 130  
B: 2,2  
C: 2,2 

17 Strong tips 
 

45-015-0225A 

259CFR.SA 
A: 130  
B: 0,6 
C: 1,0 

17 Fine tips  45-015-0280A 

5CFR.SA 
A: 130 
B: 0,5 
C: 0,6 

16 Very fine tips 
 

45-015-1463 

 

 

 

 

 

 

 

 

 

  


