
2525 34 4.5 480 90 6 18 9 7 right 50 ON	DEMAND

3232 41.4 4.7 580 115 5 15 9 8.3 right 50 ON	DEMAND

3838 47.6 4.8 680 135 5 15 9 8 right 50 ON	DEMAND

22 5151 61.8 5.5 1050 175 4.5 13.5 9 10 right 50 ON	DEMAND

2	2	1/21/2 6363 75.5 6 1390 220 4 12 9 10.5 right 50 ON	DEMAND

33 7676 89 6.4 1700 270 3.5 10.5 9 12.5 right 50 ON	DEMAND

44 102102 116.4 7.4 2700 360 2.5 7.5 9 14 right 30 ON	DEMAND

66 152152 170.4 9 5000 530 1.5 4.5 9 19.5 right 30 ON	DEMAND

All	technical	specifications	apply	to	a	temperature	of	23°C	±	2°C	(ISO	291).	-	Tolerance	on	all	specifications	±	5%.

PVC	hose	with	rigid	PVC	spiral	and	smooth
inside,	for	suction	and	delivery	of	oil	based
liquids.	Antistatic	versions	also	available
(Code	911189).
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