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RS STOCK MODEL VOLTAGE (Vo)  MAX.LOAD POWER LOAD LINE RIPPLE &
NO. QUTPUT (Lo) (Watts) ~ REGULATION  REGULATION NOISE
7316056 | EA1030R(M02) 12V 2.5 30w +- 5% +-1% 1.3%
7316052  |EA1030DR(M02) 4V 1.25A 30w +- 5% +-1% 1%
7316068 | EA1036R(M03) 12V i) 3w +- 5% 1% 1.3%
7316065 | EA1036DR(MO1) 4V 15A 3w +- 5% +-1% 1%
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