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No tool required for IC removal

Solder terminal: SMT lead-foot-patterned

Low-profile design mountable on PCB at height 3.9mm

(for IC 28- or 32-lead; for others, 4.3mm)

Applicable for pick-and-place machine

RoHS compliant
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o 9 9 9 6 6 ~NL-A Tray T Y7RA Tape & Ree
1C179Z-28450-50%(1) 28 1.27 501& 5001&
-7
{81]7295;‘55 A 1C1792-32525-50%(1) 32 1.27 5018 5001&
fy 1C179Z-44600-50%(1) 44 1.27 321@ 2501&
Number of contacts

<Y ¢y RARGERERE 600: 0.6 > F
Row space of IC-leads - 600: 0.6 inches
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Cover - 0: With 1: Without
fERHEY O 11/
Positioning pins - 0: Without 1: With

WEEk M AL 1 TURX
Packaging - No marking: Tray 1: Tape & Reel

HIN—BUD F1}BE  Cover-mounting tool

VI Mm% AEmA

Socket Cover-mounting tool

IC179Z-28450-50%(1) IC179-TOOL-8-28

{t#% Specifications

MERE Performance

EEIETT 500MQE DC500VICT
Insulation Resistance 500MQ min. @ 500VDC

fMEE  AC250V rms 15/
Withstanding Voltage 250VAC rms / minute

EHIETT 30mQUT 10mAICT
Contact Resistance 30mQ max. @ 10mA
ERER TA

Current Rating 1A

fEFRE -55C~ +85C

Operating Temperature -55°C to +85°C

A>v>al—% PPSEIEEAZZAAD (UL94V-0)
Insulator PPS glass-filled, UL94V-0

V57 h fae HEANIAEGEH>E
Contact Copper Alloy, Tin-Bismuth Alloy plating

IC179Z-32525-50%(1) IC179-TOOL-8-32

IC179Z-44600-50%(1) IC179-TOOL-8-44




IC179 Series(SOP) 1.27mm Pitch
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Part Number Contacts Pitch

1C179Z-28450-50%(1) 28 1.27 12.80 | 12.60 | 11.66 | 21.60 | 16.51 | 19.05 4.00 18.50 | 22.60 3.75 2.54 13.60 9.20 2.54 3.90

1C179Z-32525-50%(1) 32 1.27 15.10 | 15.00 | 13.90 | 24.25 | 19.05 | 21.59 6.30 17.10 | 25.55 3.90 2.60 15.90 | 11.50 3.81 3.90

1C179Z-44600-50%(1) 44 1.27 17.00 | 16.90 | 15.80 | 34.75 | 26.67 | 29.21 8.20 22.00 | 36.05 5.34 4.04 17.80 | 13.40 5.08 4.30
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Part T\Eflber C’I\‘oL[r%\i?éts l:Pit/cha: A B c D E F
1C179Z-28450-50%(1) 28 1.27 11.50/12.25 8.00/9.00 18.70 MAX. 0.85/1.60 0.00/0.25 2.70 MAX.
1C179Z-32525-50%(1) 32 1.27 13.80/ 14.60 10.50/ 11.50 21.60 MAX. 0.85/1.60 0.00/0.25 3.10 MAX.
1C179Z-44600-50%(1) 44 1.27 15.64/16.44 12.30/13.40 30.50 MAX. 1.00/1.75 0.00/0.30 3.10 MAX.
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