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MICRO SWITCH

s orisiON OF MONEVWELL SWITCH-ENCLOSED

FED MFG. CODE 91929
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MOUNTING BRACKET (1) AND 10-32 UNF X .250 REF |
PAN HEAD SCREW (2) FURNISHED UNASSEMBLED
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THIS DRAWING COVERS A PROPRIETARY ITEM AND IS THE PROPERTY THIRD ANGLE PROJECTION

OF MiCRO SWITCH, A DIVISION OF HONEYWELL . TH
TO BE COPIED OR USED WITHOUT THE APPROVAL

1S DRAWING IS NOT
OF MICRO SWITCH.

SCALE FULL

4 X 5mm HEX DRIVE CAP SCREW,
WRENCH FURNISHED WITH PRODUCT —=d 7801030
NOTES
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1 - MOUNTING SCREW HOLE, 10-32 UNF THREAD X .219 REF DEEP (8)

TOLERANCES PULIA
APPLY 1O DES'GN UNITS  CONVERS.ONS ARE OWLY FOR
REFERENCE UNLESS NOTED TOLENANCES ARE T

- EXPLOSION PROOF — yNDERWRITERS' LAB.INC.LISTED FOR HAZARDOUS LOCATIONS
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CHARACTERISTICS ELECTRICAL DATA

OPERATING FORCE — — — — =3 LB MAX CONTACT ARRANGEMENT
DPDT

RELEASE FORCE — — — — /2018 MIN

DIFFERENTIAL TRAVEL — — — 060 MAX 10A-125 OR 250 VAC

OVERTRAVEL — — — — — — ,14] MIN 0.3A-125 vDC; 0,15A-250 VDC

BASIC SWITCH REPLACEMENT- - —~DT-2R-A7 c
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TW0 PLACES XX 0.15/.008
THREE PLACES

ANGLES

S METRIC
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o NEMA 7, CLASS I, GROUPS B,C AND D, NEMA 9, CLASS II, GROUPS E,F AND G,
COM LEADS - BLACK, N.C. LEADS - RED, N.O. LEADS - BLUE,

GROUND LEAD - GREEN
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RAw MATERIAL-COMMEACIAL STYANDARD
WMILRO SW.TCH STANDARDS ARPLY

- SEAL RATING : NEMA1
- EXTERNAL GROUND SCREW MAY BE ASSEMBLED TO ANY UNUSED MOUNTING SCREW HOLE

DIMENSIONS ARE 1O BE MET BEFCRE
FROTECTIVE COATINGS ARE APDLIED
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- ASSEMBLE PROVIDED SPLIT LOCKWASHER BETWEEN GROUND LUG AND HOUSING

WEIGHT




