M Aluminium-Copper Lugs Hexagonal Compression Type

General features

Complian
v Application on industrial networks. NF C
v Friction welded aluminium-copper lugs. 63-061

v Aluminium barrel is covered inside with contact grease. Class B
v Crimping by hexagonal compression.
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Aluminium
35 7585011 ICAU35 8 16 16.5 8.4 56 45 .E140
50 7585021 ICAU50 9 16 16.5 8.4 56 45 .E140
70 7585031 ICAU70 11 20 20 10.5 65.5 5 LE173
95 7585041 ICAU95 12.5 20 20 10.5 65.5 5 LE173
120 7585051 ICAU120 13.7 20 20 10.5 65.5 5 LE173
150 7585062 ICAU150 15.5 27 30 12.8 84 6 .E235
185 7585072 ICAU185 17 27 30 12.8 84 6 ..E235
240 7585082 ICAU240 19.5 27 30 12.8 84 6 .E235
300 7585092 ICAU300 23.3 32 36 14.6 98 7 .. X260
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Aluminium

7586050 ICAUCT50M10 105

150 7586051 ICAUCT50M12 K e e 128 i Y +E235
7586060 ICAUCT85M10 10.5

185 7586061 ICAUC185M12 7 2 2 128 83 6 ~E235
7586070 ICAUC240M10 105

240 7586071 ICAUC240M12 2 27 & 128 i ! -E235
7586080 ICAUC300M10 105

300 7586081 ICAUC300M14 Ees e N 5 B 4 ~X260
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