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BUTANE GAS SOLDERING IRON

060/100

e Model complete with spare nozzle and protection cap
e Supplied with thin tip CT-01

o I e [gnition with Piezo system
e Charge endurance (at medium regulation): 120 minutes

e Charge capacity: 20 ml
e Supplied without gas

Family details

Code Power W Temperature max °C f Weight gr — Quantity for packaging

U00600005 100 500 140 1

Spare parts

Articles
——= 060 R - Spare thin tip
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https://www.usag.it/catalog/en/products/details/3939/060_R/Spare_thin_tip

