
BATTERY LEVEL INDICATORS 395NM UV TOP TORCH

 BATTERY  3.7v 2500mAh Li-ion Rechargeable Battery          
 WEIGHT 190g
DIMENSION 188 x 35 x 35mm

600
LUMEN

3-24H
RUNTIME

42 M
RANGE

IP65
IP RATING

NEW CRI-600R - RECHARGEABLE HIGH CRI
INSPECTION LIGHT

• 600 Lumen  5W high CRI 96+ COB LED
• 5 Colour Temps: 2700k / 3500k / 4500k / 5500k / 6500k 
• With press & hold smooth dimming switch function
• 1W UV LED top torch (395nm)
• Super tough aluminium & polycarbonate structure
• IP65 dust & water resistant
• Strong integral magnets on back & base
• Rear magnetic pocket clip 
• Glow-in-the-dark strip around LED
• Powerful built-in 2500mAh li-ion battery
• Battery level and charging indicator LEDs
• Faster 2A USB Type-C charging - 3 hours charge time
• 1m high quality USB Type-C cable included

USB

TYPE-C
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