ROCKER SWITCHES

BX18

2 SERIES 1900 - SMALLEST SINGLE-POLE ROCKER SWITCHES

PRODUCT FEATURES

- Reliable leaf spring contact system with contact

spacing > 3 mm
- Attractive, slim design
- Three sizes

- Low space requirement due to small sizes

ON REQUEST

- Other colors

— Other printing variants

- Cable assembly

Mechanical life endurance 75E3
Operating force 2-5N
Contact resistance (new condition) <100 mOhm (1A 12V DC)
Insulation resistance (new condition) > 100 MOhm (500 V DC)
Proof tracking 250 PTI
Protection type IP 40
Ambient temperature terminal side -20 °C ... +85 °C
actuating side -20 °C ... +55 °C
Flammability UL 94 V-2
Glow wire test temperature 850 °C
Material actuator PA
housing PA
terminals silver plated
Plug force of the terminals <80N
Approval marks KI/N/@

Suitable for appliances of protection class Il
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ON / OFF switch (SPST)
1901.1102 o ol 48 >3 | Ag o
1901.1103 o ol 48 >3 Ag o
1901.1106 o ol 48 >3 | Ag rocker marking silver
1911.1102 o ol 48 >3 Ag o
1911.1104 o ol|l 48 >3 | Ag
1921.1101 o ol 48 >3 | Ag
1921.1102 o ol 48 >3 | Ag o
1901.1152 o i) 48 >3 | Au
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075..1.25 19.201 6.8+
125..2 19.4-01 6.8+
2.3 19.801 6.8+

1J  Quick-connect terminal 4.8 x 0.8
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recommended cut-out for snap-in fixing

wall thickness

Length of cut-out

width of cut-out

DIN 34 beachten. Copyright reserved.
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