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e Supply voltage protection units, series UAK2 PLUGTRAB:

Types Supply Voltage

UAK2-PE/S-60 AC-BE 60V ac
UAK2-PE/S-110 AC-BE 110V ac
UAK2-PE/S-230 AC-BE 230V ac
UAK2-PE/S-60 AC-BE/L6 60V ac
UAK2-PE/S-110 AC-BE/L6 110V ac
UAK3-PE/S-230 AC-BE/L6 230V ac
UAK2-PE/S-X-60 AC-ST 60V ac
UAK2-PE/S-X-110 AC-ST 110V ac
UAK2-PE/S-X-230 AC-ST 230V ac

e Overvoltage diverter units, series RF-TRAB:
Types
RE-TRAB
RF-TRAB 500
RF-TRAB-A 1
RF-TAB-A 2

Current
20A
20A
20A
6A
6A
6A

Supply Voltage

130V ac

265V ac

130V ac

130V ac
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® Plug-in overvoltage protection units, series MCR - PLUGTRAB:

Max. Operating
Types Supply Voltage Voltage Current
UFBK 2/2-...DC-BE  5-60V dc 5,25-66V dc 2A
UMBK 2/2-110 110V de 121V de 2A
DC-BE
UFBK 2/2-... AC-BE  12-60V ac 13-66V ac 2A
UMBK 2/2-110 - 110Vac 121V ac 2A
AC-BE
UFBK 2/2-..DC-ST 5-60V dc 5,25-66V dc 2A
UMBK 2/2-110 110V de 121V dc 2A
DC-ST
UFBK 2/2-... AC-ST  12-60V ac 13-66V ac 2A
UMBK 2/2-110 110V ac 121V ac 2A
AC-ST
UFBK 5-220V dc 5,25-242V dc 2A
2-PE-..DC-BE
UFBK 12-220V ac 13-250V ac 2A
2-PE-...AC-BE
UFBK 5-220V dc 5,25-242V de 2A
2-PE-..DC-ST
UFBK 12-220V ac 13-250V ac 2A
2-PE-..AC-ST
UFBK 2-PE/L 5-110V de 5,25-121V de 2A
(V)-..DC-BE
UFBK 2-PE/L 12-110V &c 13-121V ac 2A
(V)-...AC-BE
UFBK 2-PE/L 5-110V de 5,25-121V de 2A
V)-..DC-ST
UFBK 2-PE/L 12-110V ac 13-121Vae 2A
V)-...AC-ST

® Plug-in signal-circuit protection units, series DATA - PLUGTRAB:

Max. Operating
Types Supply Voltage Voltage Current
UFBK 2-PE-.. 5-48V dc 5,25-54V de 200mA
DC-HF-BE
UFBK 2-PE-.. 5-48V dc 5,25-54V dc 200mA
DC-HF-ST

® Protection modules, series MCR-SURGE TRAB:
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Max. Operating
Types Supply Voltage Voltage Current
UBK 2-110 110V ac 125V ac 2A
UBK 2-500 500V ac 560V ac 2A

& Supply voltage protection units, Series Mains Protection VALVETRAB;

Types Supply Voltage
VAL-ME 60 60V ac
VAL-ME 60/FM 60V ac
VAL-ME 120 120V ac
VAL-ME 120/FM 120V ac
VAL-ME 230 230V ac -
VAL-ME 230/FM 230V ac
VAL-ME 230 IT 230V ac
VAL-ME 230 IT/FM 230V ac
VAL-ME 500 600V ac
VAL-ME 500/FM 600V ac
VAL-MS 60 ST 60V ac
VAL-MS 120 ST 120V ac
VAL-MS 230 ST 230V ac
VAL-MS 230 IT ST 230V ac
VAL-MS 500 ST 600V ac
VAL-MS-B -
VAL-MS-BE/FM -

Notes:

1. The type designation is completed with numbers indicating the voltage.

2. The equipment is Certified for use only as component in other CSA Certified electrical equipment.

® Electronic relay modules, open types, series EMG Types EMG 12 and EMG17 supply voltage 120V
ac/dc max, control circuit 6A 250V ac; Types EMG22 supply voltage 120V ac/dc max, control circuit 3A

250V ac.
® Modular converter, open type, Type MCR-SW8/.., supply voltage 24V dc, control unit 2A 250V ac.

Note: The equipment is Certified only for use as a component part of assemblies of which the acceptability is
to be determined by the Canadian Standards Association.
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